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X105 0 loose piece contoct
X205 0 strip contoct

[3>Please use contacts in Table-2 for QR/P1.
4, Direction for use

(1> Please do not use for the purpose of interrupting the current.

(2) Please use inside the enclosure or equipment.
5. The dimensions in parentheses are for reference.
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Q Contact name Applicable wire
R/P1-PC1A-3%11 AWG #18~24
QR/P1-P(1B-3%21 AWG #14~16
(R/P1-PC2A-3%11 AWG #24~28
LT (R/P1-P(2B-3%21 AWG #20~24

Notes [1>The dimensional tolerance of eoch contoct hole position to be 0.1,
[2>0perating temperature range, roted voltoge and roted current are per Table-1,

1 PBT Black . UL94V-0 2 |Brass Nickel plating 0.8x«m min.
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