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32 30.37 19.05 25.25
FX2CA2- 32S-1.27DSAL (71) 572-2572-0 71 26.67
FX2CA2- 40S-1.27DSA (71) 572-2523-4 71 —
40 35.45 24.13 30.33
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FX2CA2- 52S5-1.27DSA (71) 572-2524-7 71 —
52 43.07 31.75 37.95
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FX2CA2-120S-1.27DSAL (71) 572-2579-9 71 82.55
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FX2- 20S-1.27DS (71) 572-2701-0 71
20 22.75 11.43 17.63 18.05
FX2- 20S-1.27DSL (71) 572-2751-9 71
FX2- 32S-1.27DS (71) 572-2702-3 71
32 30.37 19.05 25.25 25.67
FX2- 32S5-1.27DSL (71) 572-2752-1 71
FX2- 40S-1.27DS (71) 572-2703-6 71
40 35.45 24.13 30.33 30.75
FX2- 40S-1.27DSL (71) 572-2753-4 71
FX2- 525-1.27DS (71) 572-2704-9 71
52 43.07 31.75 37.95 38.37
FX2- 525-1.27DSL (71) 572-2754-7 71
FX2- 60S-1.27DS (71) 572-2705-1 71
60 48.15 36.83 43.03 43.45 O
FX2- 60S-1.27DSL (71) 572-2755-0 71
FX2- 68S-1.27DS (71) 572-2706-4 71
68 53.23 41.91 48.11 48.53
FX2- 68S-1.27DSL (71) 572-2756-2 71
FX2- 80S-1.27DS (71) 572-2707-7 71
80 60.85 49.53 55.73 56.15
FX2- 80S-1.27DSL (71) 572-2757-5 71
FX2-100S-1.27DS (71) 572-2708-0 71
100 73.55 62.23 68.43 68.85
FX2-100S-1.27DSL (71) 572-2758-8 71
FX2-120S-1.27DS (71) 572-2709-2 71
120 86.25 74.93 81.13 81.55
FX2-120S-1.27DSL (71) 572-2759-0 71
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HRES HRS No. 1REL A B C RoHS
FX2- 20P-1.27DS (71) 572-2601-6 71
20 22.75 11.43 18.05
FX2- 20P-1.27DSL (71) 572-2651-4 71
FX2- 32P-1.27DS (71) 572-2602-9 71
32 30.37 19.05 25.67
FX2- 32P-1.27DSL (71) 572-2652-7 71
FX2- 40P-1.27DS (71) 572-2603-1 71
40 35.45 24.13 30.75
FX2- 40P-1.27DSL (71) 572-2653-0 71
FX2- 52P-1.27DS (71) 572-2604-4 71
52 43.07 31.75 38.37
FX2- 52P-1.27DSL (71) 572-2654-2 71
FX2- 60P-1.27DS (71) 572-2605-7 71
60 48.15 36.83 43.45 O
FX2- 60P-1.27DSL (71) 572-2655-5 71
FX2- 68P-1.27DS (71) 572-2606-0 71
68 53.23 41.91 48.53
FX2- 68P-1.27DSL (71) 572-2656-8 71
FX2- 80P-1.27DS (71) 572-2607-2 71
80 60.85 49.53 56.15
FX2- 80P-1.27DSL (71) 572-2657-0 71
FX2-100P-1.27DS (71) 572-2608-5 71
100 73.55 62.23 68.85
FX2-100P-1.27DSL (71) 572-2658-3 71
FX2-120P-1.27DS (71) 572-2609-8 71
120 86.25 74.93 81.55
FX2-120P-1.27DSL (71) 572-2659-6 71
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FX2C- 20P-1.27DSA (71) 572-2201-8 71 —_—
20 22.75 11.43
FX2C- 20P-1.27DSAL (71) 572-2251-6 71 19.05
FX2C- 32P-1.27DSA (71) 572-2202-0 71 e
32 30.37 19.05
FX2C- 32P-1.27DSAL (71) 572-2252-9 71 26.67
FX2C- 40P-1.27DSA (71) 572-2203-3 71 —
40 35.45 24.13
FX2C- 40P-1.27DSAL (71) 572-2253-1 71 31.75
FX2C- 52P-1.27DSA (71) 572-2204-6 71 e
52 43.07 31.75
FX2C- 52P-1.27DSAL (71) 572-2254-4 71 39.37
FX2C- 60P-1.27DSA (71) 572-2205-9 71 e
60 48.15 36.83 O
FX2C- 60P-1.27DSAL (71) 572-2255-7 71 44.45
FX2C- 68P-1.27DSA (71) 572-2206-1 71 e
68 53.23 41.91
FX2C- 68P-1.27DSAL (71) 572-2256-0 71 49.53
FX2C- 80P-1.27DSA (71) 572-2207-4 71 _
80 60.85 49.53
FX2C- 80P-1.27DSAL (71) 572-2257-2 71 57.15
FX2C-100P-1.27DSA (71) 572-2208-7 71 —
100 73.55 62.23
FX2C-100P-1.27DSAL (71) 572-2258-5 71 69.85
FX2C-120P-1.27DSA (71) 572-2209-0 71 o
120 86.25 74.93 ]
FX2C-120P-1.27DSAL (71) 572-2259-8 71 82.55

16 HRS



Nov.1.2025 Copyright 2025 HIROSE ELECTRIC CO., LTD. All Rights Reserved.

FX22 J—X@N—TEyF - Sl 26—23%5 4
| SaNTEARd e 2 v
@XL—bH5AL47T

| A

! B

| 1.27

I

S = — — =]

8.5
3/ 0.25

3.3

| 1.905
C 74_] 1.905
1.905
ey e
S EMRENFITEE (SR )
0. 1( ) Q.1 n:Eﬁ
2— 2.3 (4 $0.8*%
: - 1.905+0.05 ® al ® bl
1.905+0.05
e
o O — & L 1.905+0.05 a2 ® b2
;s e “tﬁ' . —
iBle— — — —— 1D © a%—l © b%—l
X A AT | p=1.27+0.05 ’ n n
(3.81) | | B10.1 (3.81) D ag @ by
C+0.1
() Rk E > DL WIBETETT,
B - mm
HWREES HRS No. B A B c RoHS
FX2CA- 20P-1.27DSA (71) 572-2301-2 71 o
20 22.75 11.43
FX2CA- 20P-1.27DSAL (71) 572-2351-0 71 19.05
FX2CA- 32P-1.27DSA (71) 572-2302-5 71 —_—
32 30.37 19.05
FX2CA- 32P-1.27DSAL (71) 572-2352-3 71 26.67
FX2CA- 40P-1.27DSA (71) 572-2303-8 71 —_—
40 35.45 2413
FX2CA- 40P-1.27DSAL (71) 572-2353-6 71 31.75
FX2CA- 52P-1.27DSA (71) 572-2304-0 71 —_—
52 43.07 31.75
FX2CA- 52P-1.27DSAL (71) 572-2354-9 71 39.37
FX2CA- 60P-1.27DSA (71) 572-2305-3 71 o
60 4815 36.83 O
FX2CA- 60P-1.27DSAL (71) 572-2355-1 71 44.45
FX2CA- 68P-1.27DSA (71) 572-2306-6 71 o
68 53.23 41.91
FX2CA- 68P-1.27DSAL (71) 572-2356-4 71 49.53
FX2CA- 80P-1.27DSA (71) 572-2307-9 71 e
80 60.85 49.53
FX2CA- 80P-1.27DSAL (71) 572-2357-7 71 57.15
FX2CA-100P-1.27DSA (71) 572-2308-1 71 R
100 73.55 62.23
FX2CA-100P-1.27DSAL (71) 572-2358-0 71 69.85
FX2CA-120P-1.27DSA (71) 572-2309-4 71 e
120 86.25 74.93
FX2CA-120P-1.27DSAL (71) 572-2359-2 71 82.55
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FX2C1- 20P-1.27DSA (71) 572-2211-1 71 —
20 22.75 11.43
FX2C1- 20P-1.27DSAL (71) 572-2261-0 71 19.05
FX2C1- 32P-1.27DSA (71) 572-2212-4 71 N
32 30.37 19.05
FX2C1- 32P-1.27DSAL (71) 572-2262-2 71 26.67
FX2C1- 40P-1.27DSA (71) 572-2213-7 71 —_—
40 35.45 24.13
FX2C1- 40P-1.27DSAL (71) 572-2263-5 71 31.75
FX2C1- 52P-1.27DSA (71) 572-2214-0 71 .
52 43.07 31.75
FX2C1- 52P-1.27DSAL (71) 572-2264-8 71 39.37
FX2C1- 60P-1.27DSA (71) 572-2215-2 71 —
60 48.15 36.83 O
FX2C1- 60P-1.27DSAL (71) 572-2265-0 71 44.45
FX2C1- 68P-1.27DSA (71) 572-2216-5 71 —
68 53.23 41.91
FX2C1- 68P-1.27DSAL (71) 572-2266-3 71 49.53
FX2C1- 80P-1.27DSA (71) 572-2217-8 71 —
80 60.85 49.53
FX2C1- 80P-1.27DSAL (71) 572-2267-6 71 57.15
FX2C1-100P-1.27DSA (71) 572-2218-0 71 —
100 73.55 62.23
FX2C1-100P-1.27DSAL (71) 572-2268-9 71 69.85
FX2C1-120P-1.27DSA (71) 572-2219-3 71 —
120 86.25 74.93
FX2C1-120P-1.27DSAL (71) 572-2269-1 71 82.55
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HEES HRS No. HRE A B € RoHS
FX2CA1- 20P-1.27DSA (71) 572-2311-6 71 —_
20 22.75 11.43
FX2CA1- 20P-1.27DSAL (71) 572-2361-4 71 19.05
FX2CA1- 32P-1.27DSA (71) 572-2312-9 71 ——
32 30.37 19.05
FX2CA1- 32P-1.27DSAL (71) 572-2362-7 71 26.67
FX2CA1- 40P-1.27DSA (71) 572-2313-1 71 —_—
40 35.45 24.13
FX2CA1- 40P-1.27DSAL (71) 572-2363-0 71 31.75
FX2CA1- 52P-1.27DSA (71) 572-2314-4 71 .
52 43.07 31.75
FX2CA1- 52P-1.27DSAL (71) 572-2364-2 71 39.37
FX2CA1- 60P-1.27DSA (71) 572-2315-7 71 —_—
60 48.15 36.83 O
FX2CA1- 60P-1.27DSAL (71) 572-2365-5 71 44.45
FX2CA1- 68P-1.27DSA (71) 572-2316-0 71 _
68 53.23 41.91
FX2CA1- 68P-1.27DSAL (71) 572-2366-8 71 49.53
FX2CA1- 80P-1.27DSA (71) 572-2317-2 71 S
80 60.85 49.53
FX2CA1- 80P-1.27DSAL (71) 572-2367-0 71 57.15
FX2CA1-100P-1.27DSA (71) 572-2318-5 71 —_—
100 73.55 62.23
FX2CA1-100P-1.27DSAL (71) 572-2368-3 71 69.85
FX2CA1-120P-1.27DSA (71) 572-2319-8 71 —_
120 86.25 74.93
FX2CA1-120P-1.27DSAL (71) 572-2369-6 71 82.55
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HEES HRS No. s A B @ RoHS
FX2C2- 20P-1.27DSA (71) 572-2221-5 71 —_—
20 22.75 11.43
FX2C2- 20P-1.27DSAL (71) 572-2271-3 71 19.05
FX2C2- 32P-1.27DSA (71) 572-2222-8 71 —_—
32 30.37 19.05
FX2C2- 32P-1.27DSAL (71) 572-2272-6 71 26.67
FX2C2- 40P-1.27DSA (71) 572-2223-0 71 —
40 35.45 24.13
FX2C2- 40P-1.27DSAL (71) 572-2273-9 71 31.75
FX2C2- 52P-1.27DSA (71) 572-2224-3 71 e
52 43.07 31.75
FX2C2- 52P-1.27DSAL (71) 572-2274-1 71 39.37
FX2C2- 60P-1.27DSA (71) 572-2225-6 71 —_—
60 48.15 36.83 O
FX2C2- 60P-1.27DSAL (71) 572-2275-4 71 44.45
FX2C2- 68P-1.27DSA (71) 572-2226-9 71 —_—
68 53.23 41.91
FX2C2- 68P-1.27DSAL (71) 572-2276-7 71 4953
FX2C2- 80P-1.27DSA (71) 572-2227-1 71 —
80 60.85 4953
FX2C2- 80P-1.27DSAL (71) 572-2277-0 71 57.15
FX2C2-100P-1.27DSA (71) 572-2228-4 71 —_—
100 73.55 62.23
FX2C2-100P-1.27DSAL (71) 572-2278-2 71 69.85
FX2C2-120P-1.27DSA (71) 572-2229-7 71 —_—
120 86.25 74.93
FX2C2-120P-1.27DSAL (71) 572-2279-5 71 82.55
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(i) ks 2 D WA,
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HEES HRS No. 2L A B © RoHS
FX2CA2- 20P-1.27DSA (71) 572-2321-0 71 _
20 22.75 11.43
FX2CA2- 20P-1.27DSAL (71) 572-2371-8 71 19.05
FX2CA2- 32P-1.27DSA (71) 572-2322-2 71 S
32 30.37 19.05
FX2CA2- 32P-1.27DSAL (71) 572-2372-0 71 26.67
FX2CA2- 40P-1.27DSA (71) 572-2323-5 71 —
40 35.45 24.13
FX2CA2- 40P-1.27DSAL (71) 572-2373-3 71 31.75
FX2CA2- 52P-1.27DSA (71) 572-2324-8 71 —
52 43.07 31.75
FX2CA2- 52P-1.27DSAL (71) 572-2374-6 71 39.37
FX2CA2- 60P-1.27DSA (71) 572-2325-0 71 —
60 48.15 36.83 @)
FX2CA2- 60P-1.27DSAL (71) 572-2375-9 71 44.45
FX2CA2- 68P-1.27DSA (71) 572-2326-3 71 _
68 53.23 41.91
FX2CA2- 68P-1.27DSAL (71) 572-2376-1 71 49.53
FX2CA2- 80P-1.27DSA (71) 572-2327-6 71 —
80 60.85 4953
FX2CA2- 80P-1.27DSAL (71) 572-2377-4 71 57.15
FX2CA2-100P-1.27DSA (71) 572-2328-9 71 _
100 73.55 62.23
FX2CA2-100P-1.27DSAL (71) 572-2378-7 71 69.85
FX2CA2-120P-1.27DSA (71) 572-2329-1 71 _
120 86.25 74.93
FX2CA2-120P-1.27DSAL (71) 572-2379-0 71 82.55

HRS »



Nov.1.2025 Copyright 2025 HIROSE ELECTRIC CO., LTD. All Rights Reserved.

FX22 ) —ZX@N—TE vy F - Li%EE

2E—Z2a%9 4

BLET5IISMTS14T
O@ZtL—t+517

(0.2)

Afbn Kk

Oy OR— FTER (REREM)

=

o8l
o

Mt —7

]

0.4

() 1208 —EZIRA R D £,

0.25

N=R%1
<D 5
{EL‘ [ Ll = (a)at (B bt
4 TS a2 (P b2
i~ -8 n_ n_
o] s 00 \@ %a% : % 03
B=0.05 an b4+
D+0.05 @ 2 2
3.1 F+0.1 3.1
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HERE HRS No. HBE A B ©) D E F RoHS
FX2- 20S-1.27SV (71) 572-2101-3 71 e _—
20 22.75 11.43 17.63 16.51
FX2- 20S-1.27SVL (71) 572-2151-1 71 25.75 21.15
FX2- 32S-1.27SV (71) 572-2102-6 71 e
32 30.37 19.05 25.25 24.13
FX2- 32S-1.27SVL (71) 572-2152-4 71 33.37 28.77
FX2- 40S-1.27SV (71) 572-2103-9 71 —_—
40 35.45 24.13 30.33 29.21
FX2- 40S-1.27SVL (71) 572-2153-7 71 38.45 33.85
FX2- 52S8-1.27SV (71) 572-2104-1 71 _ _
52 43.07 31.75 37.95 36.83
FX2- 52S8-1.27SVL (71) 572-2154-0 71 46.07 41.47
FX2- 60S-1.27SV (71) 572-2105-4 71 — _
60 48.15 36.83 43.03 41.91 O
FX2- 60S-1.27SVL (71) 572-2155-2 71 51.15 46.55
FX2- 68S-1.27SV (71) 572-2106-7 71 — —_—
68 53.23 41.91 48.11 46.99
FX2- 68S-1.27SVL (71) 572-2156-5 71 56.23 51.63
FX2- 80S-1.27SV (71) 572-2107-0 71 E— _—
80 60.85 49.53 55.73 54.61
FX2- 80S-1.27SVL(71) 572-2157-8 71 63.85 59.25
FX2-100S-1.27SV (71) 572-2108-2 71 —_— —_—
100 | 73.55 62.23 68.43 67.31
FX2-100S-1.27SVL (71) 572-2158-0 71 76.55 71.95
FX2-120S8-1.27SV (71) 572-2109-5 71 o —_
120 | 86.25 74.93 81.13 80.01
FX2-120S8-1.27SVL (71) 572-2159-3 71 89.25 84.65
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