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1 2 3 4 5 1
ARV TURARILTRY  FPC ik Ha kR &
Hak CLa—F B

A B C D E F G H J K L M N 0
FH34SRJ-4S-0.5SH(50) | CL580-1238-7-50 4 4 1.5 | 2.53 | 3.38 | 3.1 39 | 25 16 - 75| 4.3 3 |17.4 | 214
FH34SRJ-5S-0.5SH(50) | CL580-1264-7-50 5 | 45 2 3.03 | 388 | 36 | 4.4 3 16 - 75| 47| 35| 174 | 21.4
FH34SRJ-6S-0.5SH(50) | CL580-1236-1-50 6 5 25 | 353 | 438 | 41 49 | 35 16 - 75| 5.3 4 | 17.4 | 214
FH34SRJ-7S-0.5SH(50) | CL580-1200-0-50 7 5.5 3 403 | 488 | 4.6 5.4 4 16 - 75| 58| 45| 17.4 | 21.4
FH34SRJ-8S-0.5SH(50) | CL580-1231-8-50 8 6 35 | 453 | 538 | 5.1 59 | 45 16 — 75| 6.3 5 | 17.4 | 21.4
FH34SRJ-9S-0.5SH(50) | CL580-1262-1-50 9 6.5 4 503 | 588 | 5.6 6.4 5 16 — 75| 67| 55| 17.4 | 21.4
FH34SRJ-10S-0.5SH(50)| CL580-1251-5-50 | 10 7 45 | 553 | 6.38 | 6.1 6.9 ’%»s — 75| 7.3 6 | 17.4 | 21.4
FH34SRJ-11S-0.5SH(50)| CL580-1258-4-50 | 11 7.5 5 6.03 | 6.88 | 6.6 /7\@ 16 — 75| 78| 65| 17.4 | 21.4
FH34SRJ-12S-0.5SH(50)| CL580-1253-0-50 | 12 8 55 | 6.53 | 7.38 }.1@){7‘9 6.5 24 — | 115 | 83 7 | 25.4 | 29.4
FH34SRJ-14S-0.5SH(50)| CL580-1252-8-50 14 9 6.5 7.53 i@&/ﬁ 8.9 7.5 24 — 11.5 9.3 8 254 | 294
FH34SRJ-16S-0.5SH(50)| CL580-1259-7-50 | 16 10 7.5 | 8.577) 9%88 | 9.1 99 | 85 24 — | 115 | 103 9 | 254 | 29.4
FH34SRJ-18S-0.5SH(50)| CL580-1248-0-50 | 18 11 8.5¢"|L\9. 1038 | 101 | 1009 | 95 24 — | 115|113 | 10 | 25.4 | 29.4
FH34SRJ-20S-0.5SH(50)| CL580-1256-9-50 | 20 @5\ 1057 [ 11.38 | 11.1 | 11.9 | 105 | 24 — | 115|123 | 11 | 254 | 29.4
FH34SRJ-22S-0.5SH(50)| CL580-1254-3-50 &Aﬁ ' 105 | 1157|1238 | 121 12.9 11.5 24 — 11.5 13.3 12 254 | 294
FH34SRJ-24S-0.5SH(50)| CL580-1255-6- 5%2% 115 |12.57 | 13.38 | 13.1 | 13.9 | 125 | 24 — | 115|143 | 13 | 254 | 29.4
FH34SRJ-26S-0.5SH(50)| CL580- 12;5@ 26 15 | 125 (1357|1438 | 141 | 149 | 135 | 24 — | 115|153 | 14 | 254 | 29.4
FH34SRJ-30S-0.5SH(50) 0551\@ 0-50 | 30 17 | 145 (1557 |16.38 | 16.1 | 16.9 | 155 | 32 | 28.4 | 142 [ 173 | 16 | 33.4 | 37.4
FH34SRJ-32S-0.5SH(50)| CL580-1257-1-50 | 32 18 | 155 (1653 |17.38| 171 | 17.9 | 165 | 32 | 28.4 | 142 [ 183 | 17 | 33.4 | 37.4
FH34SRJ-34S-0.5SH(50)| CL580-1261-9-50 | 34 19 | 165 [1753|18.38| 181 | 189 | 175 | 32 | 28.4 | 142 [ 193 | 18 | 33.4 | 37.4
FH34SRJ-40S-0.5SH(50)| CL580-1260-6-50 | 40 22 | 195 | 2053 2138 | 211 | 21.9 | 205 | 44 | 40.4 | 202 | 223 | 21 | 454 | 49.4
FH34SRJ-45S-0.5SH(50)| CL580-1265-0-50 | 45 | 245 | 22 |[23.03|23.88| 236 | 24.4 | 23 44 | 404 | 202 | 247 | 235 | 45.4 | 49.4
FH34SRJ-50S-0.5SH(50)| CL580-1266-2-50 | 50 27 | 245 | 2553|2638 | 261 | 26.9 | 255 | 44 | 40.4 | 202 | 27.2 | 26 | 45.4 | 49.4
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