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Recommended PC board hole pattern
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Notes [1>The position and orientation of HRS mark and Product name are optional.
2 The contoct cut section is unploted.
3 The dimensions in parentheses are for reference.
A\ 4 ULCFite No.E52653) authorization article.
b\ Y
Contact area : Gold 0.24m min
PBT BLACK UL94V-0 3 PHOSPHOR BRONZE [Dip area : TIN-Plating 14m min
1 | PBT BLACK UL94Vv-0 Under plating : Nickel 1&m min
NO. MATERIAL FINISH . REMARKS NO. MATERIAL FINISH . REMARKS
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