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HRES HRS No. B | A B |RoHS| HamES HRS No. B | A B |RoHS
A1- 6PA-2.54DS(71)|CL619-0001-7-71| 6 | 7.62| 5.08 A1-26PA-2.54DS(71)|CL619-0009-9-71| 26 |33.02|30.48
A1- 8PA-2.54DS(71)|CL619-0016-4-71| 8 [10.16] 7.62 A1-30PA-2.54DS(71)|CL619-0010-8-71| 30 |38.10/35.56
A1-10PA-2.54DS(71)|CL619-0002-0-71| 10 |12.70|10.16 A1-34PA-2.54DS(71)|CL619-0011-0-71| 34 |43.18/|40.64
A1-12PA-2.54DS(71)|CL619-0003-2-71| 12 |15.24[12.70 o A1-40PA-2.54DS(71)|CL619-0012-3-71| 40 |50.80(48.26| O
A1-14PA-2.54DS(71)|CL619-0004-5-71| 14 |17.78]15.24 A1-50PA-2.54DS(71)|CL619-0013-6-71| 50 |63.50/60.96
A1-16PA-2.54DS(71)|CL619-0005-8-71| 16 |20.32|17.78 A1-60PA-2.54DS(71)|CL619-0014-9-71| 60 |76.20|73.66
A1-18PA-2.54DS(71)|CL619-0006-0-71| 18 |22.86/20.32 A1-64PA-2.54DS(71)|CL619-0015-1-71| 64 |81.28/|78.74
A1-20PA-2.54DS(71)|CL619-0007-3-71| 20 |25.40|22.86 (7F) sabll ki, v 7aERIEmEhEd,
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HRES HRS No. BE A B | RoHS
A1- 6PA-2.54DSA(71) CL619-0021-4-71 6 7.32 5.08
A1- 8PA-2.54DSA(71) CL619-0037-4-71 8 9.86 | 7.62
A1-10PA-2.54DSA(71) CL619-0022-7-71 10 12.40 | 10.16
A1-12PA-2.54DSA(71) CL619-0023-0-71 12 14.94 | 12.70
A1-14PA-2.54DSA(71)| CL619-0024-2-71 14 | 17.48 | 15.24
A1-16PA-2.54DSA(71) CL619-0025-5-71 16 20.02 | 17.78
A1-18PA-2.54DSA(71) CL619-0026-8-71 18 22.56 | 20.32
A1-20PA-2.54DSA(71)| CL619-0027-0-71 20 |25.10 | 22.86 o
A1-24PA-2.54DSA(71) CL619-0028-3-71 24 30.18 | 27.94
A1-26PA-2.54DSA(71) CL619-0029-6-71 26 32.72 | 30.48
A1-30PA-2.54DSA(71) CL619-0030-5-71 30 37.80 | 35.56
A1-34PA-2.54DSA(71) CL619-0031-8-71 34 42.88 | 40.64
A1-40PA-2.54DSA(71) CL619-0032-0-71 40 50.50 | 48.26
A1-50PA-2.54DSA(71) CL619-0033-3-71 50 63.20 | 60.96
A1-60PA-2.54DSA(71) CL619-0034-6-71 60 75.9 | 73.66
A1-64PA-2.54DSA(71) CL619-0035-9-71 64 80.98 | 78.74
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HAES HRS No. B | A B |RoHS| HGES HRS No. B | A B |RoHS|

A2- 1PA-2.54DSA(71)|CL620-0051-5-71| 1 224 — A2- 1PA-2.54DS(71) |CL620-0001-7-71| 1 2.24) —
A2- 2PA-2.54DSA(71)|CL620-0052-8-71| 2 | 4.78| 2.54 A2- 2PA-2.54DS(71) |CL620-0002-0-71| 2 | 4.78| 2.54
A2- 3PA-2.54DSA(71)|CL620-0053-0-71| 3 | 7.32| 5.08 A2- 3PA-2.54DS(71) |CL620-0003-2-71| 3 | 7.32| 5.08
A2- 4PA-2.54DSA(71)|CL620-0054-3-71| 4 | 9.86| 7.62 A2- 4PA-2.54DS(71) |CL620-0004-5-71| 4 | 9.86| 7.62
A2- 5PA-2.54DSA(71)|CL620-0055-6-71| 5 [12.40|10.16 A2- 5PA-2.54DS(71) |CL620-0005-8-71| 5 [12.40/10.16
A2- 6PA-2.54DSA(71)|CL620-0056-9-71| 6 [14.94/12.70 A2- 6PA-2.54DS(71) |CL620-0006-0-71| 6 |14.94]12.70
A2- 7PA-2.54DSA(71)|CL620-0057-1-71| 7 [17.48|15.24 A2- 7PA-2.54DS(71) |CL620-0007-3-71| 7 |17.48/15.24
A2- 8PA-2.54DSA(71)|CL620-0058-4-71| 8 [20.02|17.78 A2- 8PA-2.54DS(71) |CL620-0008-6-71| 8 |20.02(17.78
A2- 9PA-2.54DSA(71)|CL620-0059-7-71| 9 [22.56|20.30 A2- 9PA-2.54DS(71) |CL620-0009-9-71| 9 |22.56|20.30
A2-10PA-2.54DSA(71)|CL620-0060-6-71| 10 |25.10/22.86 A2-10PA-2.54DS(71) |CL620-0010-8-71| 10 |25.10|22.86
A2-11PA-2.54DSA(71)|CL620-0061-9-71| 11 |27.64|25.40 © A2-11PA-2.54DS(71) |CL620-0011-0-71| 11 |27.64|25.40 ©
A2-12PA-2.54DSA(71)|CL620-0062-1-71| 12 |30.18|27.94 A2-12PA-2.54DS(71) |CL620-0012-3-71| 12 |30.18|27.94
A2-13PA-2.54DSA(71)|CL620-0063-4-71| 13 [32.72|30.48 A2-13PA-2.54DS(71) |CL620-0013-6-71| 13 [32.72/30.48
A2-14PA-2.54DSA(71)|CL620-0064-7-71| 14 |35.26|33.02 A2-14PA-2.54DS(71) |CL620-0014-9-71| 14 |35.26|33.02
A2-15PA-2.54DSA(71)|CL620-0065-0-71| 15 |37.80|35.56 A2-15PA-2.54DS(71) |CL620-0015-1-71| 15 |37.80|35.56
A2-16PA-2.54DSA(71)|CL620-0066-2-71| 16 |40.34/38.10 A2-16PA-2.54DS(71) |CL620-0016-4-71| 16 |40.34|38.10
A2-17PA-2.54DSA(71)|CL620-0067-5-71| 17 |42.88|40.64 A2-17PA-2.54DS(71) |CL620-0017-7-71| 17 |42.88/|40.64
A2-18PA-2.54DSA(71)|CL620-0068-8-71| 18 |45.42|43.18 A2-18PA-2.54DS(71) |CL620-0018-0-71| 18 |45.42|43.18
A2-19PA-2.54DSA(71)|CL620-0069-0-71| 19 |47.96|45.72 A2-19PA-2.54DS(71) |CL620-0019-2-71| 19 |47.96|45.72
A2-20PA-2.54DSA(71)|CL620-0070-0-71| 20 |50.50|48.26 A2-20PA-2.54DS(71) |CL620-0020-1-71| 20 |50.50|48.26




Dec.1.2025 Copyright 2025 HIROSE ELECTRIC CO., LTD. All Rights Reserved.

Al A2 —ZX@254mmE Yy FEBEIRT X

mEEYVTY bk

23517
B
P=2.54+0.1
B == 1= |
HI D =
2 E
~ LY
A 5
A1-3%D-2.54C & | -
3 il 2
HaEsS HRS No. A B | RoHS
A1- 8D-2.54C CL619-0093-5 | 10.16 | 7.62
A1-10D-2.54C CL619-0091-0 | 12.70 | 10.16 | O
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A2-55-2.54C CL620-0101-1 | 12.70 | 10.16 o
A2-65-2.54C CL620-0102-4 | 15.24 | 12.70
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