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HR25 Series

WEBシリーズページはこちらから

https://www.hirose.com/ja/product/series/HR25

特長

1 小型高密度
・プラグ最大外径
4、6、8極：Ø10.5
12、16、20極：Ø12.5 の小型低背

2 幅広いバリエーション
・極数：4、6、8、12、16、20極
・コネクタ形状：プラグ、ジャック、レセプタクル
・結線方法：はんだ付け、圧着、レセプタクルは基板直付けタイプもあり。
・端子：プラグ、ジャック、レセプタクルとも、リバースタイプを全種類揃え、幅広いバリエーション

3 シールドデザイン
・メタルシェルデザインにより、EMIシールド対策が必要な機器に最適です。

4 RoHS対応
・環境問題に配慮し、ROHS指令使用禁止物質を使用しておりません。

5 高速伝送対応
・Cat5e(1Gbps) 高速イーサネット対応
 ・EtoE規格Class D 3-Conn E3 による。

ピンアサイン、ケーブル仕様及びハーネス状態などにより特性が左右されますので、事前にご確認の上ご使用ください。

推奨ピンアサインについては、弊社営業担当までお問い合わせください。

超小型 高性能丸型コネクタ
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定格電流 1A

定格電圧 30V AC、42V DC

使用温度範囲（注） -25℃～+85℃

挿抜回数 1000回

（注）通電時の温度上昇を含む

部品 材質 処理

プラグ
ジャック

外装シェル 亜鉛合金 ニッケルめっき

絶縁物 PPS樹脂 ―

パッキン、ブッシング エチレンプロピレンゴム ―

端子 りん青銅 金めっき

レセプタクル

外装シェル 亜鉛合金 ニッケルめっき

絶縁物 PPS樹脂 ―

端子 りん青銅 金めっき

パッキン エチレンプロピレンゴム ―

圧着端子
雄端子 りん青銅 部分金めっき

雌端子 りん青銅 部分金めっき

製品規格

材質・処理

製品規格、材質・処理
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HR25 – # T P – ## P C (##)

製品番号から製品の仕様をご判断頂く際にご利用ください。

1

1 シリーズ名 HR25

2 シェルサイズ プラグのかん合部の外径

3 ロック機構 T：ねじロック

4 コネクタ種別
P：プラグ
R：レセプタクル
J：ジャック

5 極数 4、6、8、12、16、20

6 端子種別
S：雌端子
P：雄端子

7 結線方式
なし：はんだ結線方式
C：圧着結線方式
A：基板ディップ方式

8 その他の仕様 1～7以外で仕様が変更になる場合、2桁の数値を付記します。

製品番号構成
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2 3 4 5 6 7 8
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■かん合状態図

かん合状態図、組み合わせ図

4

■組み合わせ図

はんだタイプ プラグ（HR25-#TP-##）
圧着タイプ プラグ（HR25-9TP-##C）

はんだタイプ レセプタクル（HR25-#TR-##）
圧着タイプ レセプタクル（HR25-9TR-##C）

基板直付け結線タイプ レセプタクル（HR25-#TR-##A）

はんだタイプ ジャック（HR25-#TJ-##）
圧着タイプ ジャック（HR25-9TJ-##C）

極数：4、6、8

極数：12、16、20

（注１）コネクタは、シェルサイズ及び極数を合わせてご使用ください。また、プラグが雄端子の製品の場合は、レセプタクル及びジャックは
雌端子の製品をご使用ください。

（注２）圧着タイプのコネクタには、 適合圧着端子を組み込んでご使用ください。（結線作業要領をご参照ください。）
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HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ
ケーブル
外径

CL0125-0001-8-72 HR25-7TP-4P(72) 4 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0002-0-72 HR25-7TP-4S(72) 4 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0003-3-72 HR25-7TP-6P(72) 6 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0004-6-72 HR25-7TP-6S(72) 6 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0005-9-72 HR25-7TP-8P(72) 8 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0005-9-73 HR25-7TP-8P(73) 8 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0006-1-72 HR25-7TP-8S(72) 8 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0101-2-72 HR25-9TP-12P(72) 12 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0102-5-72 HR25-9TP-12S(72) 12 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0103-8-74 HR25-9TP-16P(74) 16 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0104-0-73 HR25-9TP-16S(73) 16 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0105-3-72 HR25-9TP-20P(72) 20 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0106-6-73 HR25-9TP-20S(73) 20 WEB 2D SPEC IGES STEP 43 12.5 7

プラグ

※コネクタ寸法、推奨基板寸法、その他注意事項については、
   以下の「2D」図面リンクよりご確認いただけます

本体幅

本
体
高
さ

製品一覧

5

(mm)
■はんだ結線タイプ

■はんだ結線タイプ（大トレイ梱包仕様）
(mm)

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ
ケーブル
外径

CL0125-0002-0-33 HR25-7TP-4S(33) 4 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0005-9-33 HR25-7TP-8P(33) 8 WEB 2D SPEC IGES STEP 35 10.5 5

CL0125-0006-1-33 HR25-7TP-8S(33) 8 WEB 2D SPEC IGES STEP 35 10.5 5

購入単位：200個／箱
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https://www.hirose.com/ja/product/p/CL0125-0001-8-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TP-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TP-4P(72)
https://www.hirose.com/ja/product/p/CL0125-0002-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-4S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-4S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-4S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-4S(72)
https://www.hirose.com/ja/product/p/CL0125-0003-3-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-6P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-6P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-6P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-6P(72)
https://www.hirose.com/ja/product/p/CL0125-0004-6-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-6S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-6S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-6S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-6S(72)
https://www.hirose.com/ja/product/p/CL0125-0005-9-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-8P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-8P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-8P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-8P(72)
https://www.hirose.com/ja/product/p/CL0125-0005-9-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-8P(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-8P(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-8P(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-8P(73)
https://www.hirose.com/ja/product/p/CL0125-0006-1-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-8S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-8S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-7TP-8S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-7TP-8S(72)
https://www.hirose.com/ja/product/p/CL0125-0101-2-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-12P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-12P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-12P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-12P(72)
https://www.hirose.com/ja/product/p/CL0125-0102-5-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-12S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-12S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-12S(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-12S(72)
https://www.hirose.com/ja/product/p/CL0125-0103-8-74
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-16P(74)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-16P(74)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-16P(74)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-16P(74)
https://www.hirose.com/ja/product/p/CL0125-0104-0-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-16S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-16S(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-16S(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-16S(73)
https://www.hirose.com/ja/product/p/CL0125-0105-3-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-20P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-20P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-20P(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-20P(72)
https://www.hirose.com/ja/product/p/CL0125-0106-6-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-20S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-20S(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-20S(73)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-20S(73)
https://www.hirose.com/ja/product/p/CL0125-0002-0-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-4S(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-4S(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TP-4S(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TP-4S(33)
https://www.hirose.com/ja/product/p/CL0125-0005-9-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-8P(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-8P(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TP-8P(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TP-8P(33)
https://www.hirose.com/ja/product/p/CL0125-0006-1-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-8S(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-8S(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TP-8S(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TP-8S(33)
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プラグ

製品一覧
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■圧着結線タイプ
(mm)

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ
ケーブル
外径

CL0125-0401-6-72 HR25-9TP-12PC(72) 12 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0402-9-72 HR25-9TP-12SC(72) 12 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0403-1-72 HR25-9TP-16PC(72) 16 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0404-4-72 HR25-9TP-16SC(72) 16 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0405-7-72 HR25-9TP-20PC(72) 20 WEB 2D SPEC IGES STEP 43 12.5 7

CL0125-0406-0-72 HR25-9TP-20SC(72) 20 WEB 2D SPEC IGES STEP 43 12.5 7
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https://www.hirose.com/ja/product/p/CL0125-0401-6-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-12PC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-12PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-12PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-12PC(72)
https://www.hirose.com/ja/product/p/CL0125-0402-9-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-12SC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-12SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-12SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-12SC(72)
https://www.hirose.com/ja/product/p/CL0125-0403-1-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-16PC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-16PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-16PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-16PC(72)
https://www.hirose.com/ja/product/p/CL0125-0404-4-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-16SC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-16SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-16SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-16SC(72)
https://www.hirose.com/ja/product/p/CL0125-0405-7-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-20PC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-20PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-20PC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-20PC(72)
https://www.hirose.com/ja/product/p/CL0125-0406-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-20SC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-20SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_iges&lang=en&num=HR25-9TP-20SC(72)
file:///C:/Users/H3867524/Desktop/HR25/xlsxデータ/%0ahttps:/www.hirose.com/product/download/%3fdistributor=all&type=3d_step&lang=en&num=HR25-9TP-20SC(72)
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レセプタクル

※コネクタ寸法、推奨基板寸法、その他注意事項については、
   以下の「2D」図面リンクよりご確認いただけます

本体幅

本
体
高
さ

製品一覧

7

(mm)
■はんだ結線タイプ

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ

CL0125-0008-7-73 HR25-7TR-4P(73) 4 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0007-4-73 HR25-7TR-4S(73) 4 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0010-9-73 HR25-7TR-6P(73) 6 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0009-0-73 HR25-7TR-6S(73) 6 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0012-4-73 HR25-7TR-8P(73) 8 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0011-1-73 HR25-7TR-8S(73) 8 WEB 2D SPEC IGES STEP 13.5 10.6

CL0125-0108-1-71 HR25-9TR-12P(71) 12 WEB 2D SPEC IGES STEP 13.5 12.6

CL0125-0107-9-71 HR25-9TR-12S(71) 12 WEB 2D SPEC IGES STEP 13.5 12.6

CL0125-0110-3-71 HR25-9TR-16P(71) 16 WEB 2D SPEC IGES STEP 13.5 12.6

CL0125-0109-4-71 HR25-9TR-16S(71) 16 WEB 2D SPEC IGES STEP 13.5 12.6

CL0125-0112-9-71 HR25-9TR-20P(71) 20 WEB 2D SPEC IGES STEP 13.5 12.6

CL0125-0111-6-71 HR25-9TR-20S(71) 20 WEB 2D SPEC IGES STEP 13.5 12.6

(mm)
■圧着結線タイプ

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ

CL0125-0408-5-71 HR25-9TR-12PC(71) 12 WEB 2D SPEC IGES STEP 13 12.6

CL0125-0407-2-71 HR25-9TR-12SC(71) 12 WEB 2D SPEC IGES STEP 11.5 12.6

CL0125-0410-7-71 HR25-9TR-16PC(71) 16 WEB 2D SPEC IGES STEP 13 12.6

CL0125-0409-8-71 HR25-9TR-16SC(71) 16 WEB 2D SPEC IGES STEP 11.5 12.6

CL0125-0412-2-71 HR25-9TR-20PC(71) 20 WEB 2D SPEC IGES STEP 13 12.6

CL0125-0411-0-71 HR25-9TR-20SC(71) 20 WEB 2D SPEC IGES STEP 11.5 12.6
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https://www.hirose.com/ja/product/p/CL0125-0008-7-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4P(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4P(73)
https://www.hirose.com/ja/product/p/CL0125-0007-4-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4S(73)
https://www.hirose.com/ja/product/p/CL0125-0010-9-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-6P(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-6P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-6P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-6P(73)
https://www.hirose.com/ja/product/p/CL0125-0009-0-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-6S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-6S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-6S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-6S(73)
https://www.hirose.com/ja/product/p/CL0125-0012-4-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8P(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8P(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8P(73)
https://www.hirose.com/ja/product/p/CL0125-0011-1-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8S(73)
https://www.hirose.com/ja/product/p/CL0125-0108-1-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12P(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12P(71)
https://www.hirose.com/ja/product/p/CL0125-0107-9-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12S(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12S(71)
https://www.hirose.com/ja/product/p/CL0125-0110-3-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16P(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16P(71)
https://www.hirose.com/ja/product/p/CL0125-0109-4-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16S(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16S(71)
https://www.hirose.com/ja/product/p/CL0125-0112-9-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20P(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20P(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20P(71)
https://www.hirose.com/ja/product/p/CL0125-0111-6-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20S(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20S(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20S(71)
https://www.hirose.com/ja/product/p/CL0125-0408-5-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12PC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12PC(71)
https://www.hirose.com/ja/product/p/CL0125-0407-2-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12SC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12SC(71)
https://www.hirose.com/ja/product/p/CL0125-0410-7-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16PC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16PC(71)
https://www.hirose.com/ja/product/p/CL0125-0409-8-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16SC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16SC(71)
https://www.hirose.com/ja/product/p/CL0125-0412-2-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20PC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20PC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20PC(71)
https://www.hirose.com/ja/product/p/CL0125-0411-0-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20SC(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20SC(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20SC(71)


HR25 Series

©2026 HIROSE ELECTRIC CO., LTD. All rights reserved.
予告なく、仕様を変更する場合がございますので、詳細の仕様につきましては弊社窓口へお問い合わせ頂きますようお願い申し上げます。

レセプタクル

製品一覧

8

(mm)
■基板直付け結線タイプ

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ

CL0125-0020-2-73 HR25-7TR-4PA(73) 4 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0019-3-73 HR25-7TR-4SA(73) 4 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0022-8-73 HR25-7TR-6PA(73) 6 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0021-5-73 HR25-7TR-6SA(73) 6 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0024-3-73 HR25-7TR-8PA(73) 8 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0023-0-73 HR25-7TR-8SA(73) 8 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0120-7-71 HR25-9TR-12PA(71) 12 WEB 2D SPEC IGES STEP 14.1 12.6

CL0125-0119-8-71 HR25-9TR-12SA(71) 12 WEB 2D SPEC IGES STEP 14.1 12.6

CL0125-0122-2-71 HR25-9TR-16PA(71) 16 WEB 2D SPEC IGES STEP 14.1 12.6

CL0125-0121-0-71 HR25-9TR-16SA(71) 16 WEB 2D SPEC IGES STEP 14.1 12.6

CL0125-0124-8-71 HR25-9TR-20PA(71) 20 WEB 2D SPEC IGES STEP 14.1 12.6

CL0125-0123-5-71 HR25-9TR-20SA(71) 20 WEB 2D SPEC IGES STEP 14.1 12.6

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ

CL0125-0020-2-33 HR25-7TR-4PA(33) 4 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0019-3-33 HR25-7TR-4SA(33) 4 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0024-3-33 HR25-7TR-8PA(33) 8 WEB 2D SPEC IGES STEP 14.1 10.6

CL0125-0023-0-33 HR25-7TR-8SA(33) 8 WEB 2D SPEC IGES STEP 14.1 10.6

(mm)
■基板直付け結線タイプ（大トレイ梱包仕様）

購入単位：600個／箱
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https://www.hirose.com/ja/product/p/CL0125-0020-2-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4PA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4PA(73)
https://www.hirose.com/ja/product/p/CL0125-0019-3-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4SA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4SA(73)
https://www.hirose.com/ja/product/p/CL0125-0022-8-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-6PA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-6PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-6PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-6PA(73)
https://www.hirose.com/ja/product/p/CL0125-0021-5-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-6SA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-6SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-6SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-6SA(73)
https://www.hirose.com/ja/product/p/CL0125-0024-3-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8PA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8PA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8PA(73)
https://www.hirose.com/ja/product/p/CL0125-0023-0-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8SA(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8SA(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8SA(73)
https://www.hirose.com/ja/product/p/CL0125-0120-7-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12PA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12PA(71)
https://www.hirose.com/ja/product/p/CL0125-0119-8-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-12SA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-12SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-12SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-12SA(71)
https://www.hirose.com/ja/product/p/CL0125-0122-2-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16PA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16PA(71)
https://www.hirose.com/ja/product/p/CL0125-0121-0-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-16SA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-16SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-16SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-16SA(71)
https://www.hirose.com/ja/product/p/CL0125-0124-8-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20PA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20PA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20PA(71)
https://www.hirose.com/ja/product/p/CL0125-0123-5-71
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TR-20SA(71)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TR-20SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TR-20SA(71)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TR-20SA(71)
https://www.hirose.com/ja/product/p/CL0125-0020-2-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4PA(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4PA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4PA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4PA(33)
https://www.hirose.com/ja/product/p/CL0125-0019-3-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-4SA(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-4SA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-4SA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-4SA(33)
https://www.hirose.com/ja/product/p/CL0125-0024-3-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8PA(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8PA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8PA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8PA(33)
https://www.hirose.com/ja/product/p/CL0125-0023-0-33
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TR-8SA(33)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TR-8SA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TR-8SA(33)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TR-8SA(33)
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ジャック

※コネクタ寸法、推奨基板寸法、その他注意事項については、
   以下の「2D」図面リンクよりご確認いただけます

製品一覧
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(mm)
■はんだ結線タイプ

本体幅

本
体
高
さ

■圧着結線タイプ (mm)

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ
ケーブル
外径

CL0125-0014-0-72 HR25-7TJ-4P(72) 4 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0013-7-72 HR25-7TJ-4S(72) 4 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0016-5-72 HR25-7TJ-6P(72) 6 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0015-2-72 HR25-7TJ-6S(72) 6 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0018-0-72 HR25-7TJ-8P(72) 8 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0017-8-72 HR25-7TJ-8S(72) 8 WEB 2D SPEC IGES STEP 35 10.6 5

CL0125-0114-4-72 HR25-9TJ-12P(72) 12 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0113-1-72 HR25-9TJ-12S(72) 12 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0116-0-72 HR25-9TJ-16P(72) 16 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0115-7-72 HR25-9TJ-16S(72) 16 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0118-5-72 HR25-9TJ-20P(72) 20 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0117-2-73 HR25-9TJ-20S(73) 20 WEB 2D SPEC IGES STEP 43 12.6 7

HRS No. 製品名 極数
WEB
リンク

2D 規格表 3D
本体幅
(奥行き)

本体高さ
ケーブル
外径

CL0125-0415-0-72 HR25-9TJ-16SC(72) 16 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0418-9-72 HR25-9TJ-20PC(72) 20 WEB 2D SPEC IGES STEP 43 12.6 7

CL0125-0417-6-72 HR25-9TJ-20SC(72) 20 WEB 2D SPEC IGES STEP 43 12.6 7
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https://www.hirose.com/ja/product/p/CL0125-0014-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-4P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-4P(72)
https://www.hirose.com/ja/product/p/CL0125-0013-7-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-4S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-4S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-4S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-4S(72)
https://www.hirose.com/ja/product/p/CL0125-0016-5-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-6P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-6P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-6P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-6P(72)
https://www.hirose.com/ja/product/p/CL0125-0015-2-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-6S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-6S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-6S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-6S(72)
https://www.hirose.com/ja/product/p/CL0125-0018-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-8P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-8P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-8P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-8P(72)
https://www.hirose.com/ja/product/p/CL0125-0017-8-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-8S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-8S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-7TJ-8S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-7TJ-8S(72)
https://www.hirose.com/ja/product/p/CL0125-0114-4-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-12P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-12P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-12P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-12P(72)
https://www.hirose.com/ja/product/p/CL0125-0113-1-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-12S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-12S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-12S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-12S(72)
https://www.hirose.com/ja/product/p/CL0125-0116-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-16P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-16P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-16P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-16P(72)
https://www.hirose.com/ja/product/p/CL0125-0115-7-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-16S(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-16S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-16S(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-16S(72)
https://www.hirose.com/ja/product/p/CL0125-0118-5-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-20P(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-20P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-20P(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-20P(72)
https://www.hirose.com/ja/product/p/CL0125-0117-2-73
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-20S(73)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-20S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-20S(73)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-20S(73)
https://www.hirose.com/ja/product/p/CL0125-0415-0-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-16SC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-16SC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-16SC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-16SC(72)
https://www.hirose.com/ja/product/p/CL0125-0418-9-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-20PC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-20PC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-20PC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-20PC(72)
https://www.hirose.com/ja/product/p/CL0125-0417-6-72
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-20SC(72)
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-20SC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_iges&lang=en&num=HR25-9TJ-20SC(72)
https://www.hirose.com/product/download/?distributor=all&type=3d_step&lang=en&num=HR25-9TJ-20SC(72)
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圧着端子

(mm)■雄端子

(mm)■雌端子

HRS No. 製品名
WEB
リンク

2D 規格表 種類 適合電線 被覆外径 購入単位

CL0125-0419-1-00 HR25-PC-111 WEB 2D SPEC バラ端子 30 AWG φ0.71以下 1袋100本入り

CL0125-0420-0-00 HR25-PC-211 WEB 2D SPEC 連続端子 30 AWG φ0.71以下 1リール10,000本巻き

HRS No. 製品名
WEB
リンク

2D 規格表 種類 適合電線 被覆外径 購入単位

CL0125-0421-3-00 HR25-SC-111 WEB 2D SPEC バラ端子 30 AWG φ0.71以下 1袋100本入り

CL0125-0422-6-00 HR25-SC-211 WEB 2D SPEC 連続端子 30 AWG φ0.71以下 1リール10,000本巻き
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https://www.hirose.com/ja/product/p/CL0125-0419-1-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-PC-111
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-PC-111
https://www.hirose.com/ja/product/p/CL0125-0420-0-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-PC-211
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-PC-211
https://www.hirose.com/ja/product/p/CL0125-0421-3-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-SC-111
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-SC-111
https://www.hirose.com/ja/product/p/CL0125-0422-6-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-SC-211
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-SC-211
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適用工具、組立治具

結線作業要領は、各製品のウェブページに掲載の
・製品取説ガイドライン ・ハーネス手順書をご参照ください。

適用工具

組立治具

種 類 項目 HRS No. 製品名 適合端子
適合電線及び
適合ケーブル径

WEBリンク 資料

手動 手動圧着工具 CL0150-0207-3-00 HR25-TA3032HC
HR25-PC-111
HR25-SC-111

30 AWG WEB DOC

自動

自動圧着機本体 CL0901-0001-0-00 CM-105C ー ー WEB DOC

アプリケータ CL0901-2040-6-00 AP105-HR25-1
HR25-PC-211
HR25-SC-211

30 AWG WEB DOC

ケーブル圧着工具 CL0150-0041-2-00 HR10A-TC-02 ー φ5、φ7 WEB ー

引抜工具 CL0150-0091-0-00 HR25-TP ー ー WEB ー

結線の際、コネクタの分解と組立は下表の組立用治具をご使用頂き容易にできます。

■結線作業要綱

HRS No. 製品名
WEB
リンク

2D 規格表 適用コネクタ 用途

CL0150-0082-0-00 HR25-7TP-T01 WEB 2D SPEC HR25-7TPプラグ 結線及びPシェルユニット締め付け

CL0150-0080-4-00 HR25-9TP-T01 WEB 2D SPEC HR25-9TPプラグ 結線及びPシェルユニット締め付け

CL0150-0089-9-00 HR25-7TJ-T01 WEB 2D SPEC HR25-7TJジャック 結線及びPシェルユニット締め付け

CL0150-0090-8-00 HR25-9TJ-T01 WEB 2D SPEC HR25-9TJジャック 結線及びPシェルユニット締め付け
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https://www.hirose.com/ja/product/p/CL0150-0207-3-00
https://www.hirose.com/ja/product/document?clcode=CL0150-0207-3-00&productname=HR25-TA3032HC&series=&documenttype=ToolInstructionManual&lang=ja&documentid=%e2%80%bbTAD-P0104_HT102_IM_7th-2
https://www.hirose.com/ja/product/p/CL0901-0001-0-00
https://www.hirose.com/ja/product/document?clcode=CL0901-0001-0-00&productname=CM-105C&series=&documenttype=ToolInstructionManual&lang=ja&documentid=%e2%80%bbTAD-P0273_%5bCM-105C_STD%5d_IM_5th
https://www.hirose.com/ja/product/p/CL0901-2040-6-00
https://www.hirose.com/ja/product/document?clcode=CL0901-2040-6-00&productname=AP105-HR25-1&series=&documenttype=ToolInstructionManual&lang=ja&documentid=%e2%80%bbTAD-P0064_AP105_STD_IM_6th
https://www.hirose.com/ja/product/p/CL0150-0041-2-00
https://www.hirose.com/ja/product/p/CL0150-0091-0-00
https://www.hirose.com/ja/product/p/CL0150-0082-0-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TP-T01
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TP-T01
https://www.hirose.com/ja/product/p/CL0150-0080-4-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TP-T01
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TP-T01
https://www.hirose.com/ja/product/p/CL0150-0089-9-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-7TJ-T01
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-7TJ-T01
https://www.hirose.com/ja/product/p/CL0150-0090-8-00
https://www.hirose.com/product/download/?distributor=all&type=2d&lang=jp&num=HR25-9TJ-T01
https://www.hirose.com/product/download/?distributor=all&type=specSheet&lang=jp&num=HR25-9TJ-T01


※このカタログの内容は 2026年5月現在のものです。尚、改良等により、予告なく内容変更をする場合もありますのでご了承ください。
※HRS ロゴ及び「HIROSE」は、ヒロセ電機株式会社の商標です。 
 

営業本部:神奈川県横浜市都筑区中川中央2丁目6番3号
https: //www.hirose.com

ご検討にあたって

本カタログに記載の仕様は参考値となります。
ご採用の検討や注文に際しては、あらかじめ、「図面」・「製品規格表」の確認をお願いいたします。
ケーブルとの組み合わせで使用するコネクタにつきましては、必ず適合ケーブルをご使用ください。
適合外ケーブルをご検討の場合は、弊社販売窓口までお問い合わせください。 
弊社指定の工具以外による結線加工については保証の対象外となります。
下記の用途へのご使用を検討される場合、必ず弊社販売窓口までご相談ください。
条件によって保証可否を検討させていただきます。
（自動車車載、医療機器、公共インフラ、航空宇宙/ 防衛等の極めて高い信頼性を要求される機器）

HR25 Series その他

コネクタ使用上の注意

1. コネクタを抜き差しする時は、必ず回路の電源を切ってください。
2. 回路の電源側には、必ず雌端子を有するコネクタを使用してください。
3. コネクタは、必ずロック機構を働かせてご使用ください。
4. プラグ、ジャックにおいては、ケーブルの構造によりケーブルのクランプ力、ケーブル回転力等が異なりますので事

前に確認の上、ご使用ください。
5. プラグ、ジャックにおいては、シェルのねじ部にはねじ緩み止め加工(メック加工)が施されていますが、再使用時

には接着機能が低下します。つきましては、再組立て時は、ねじ部に緩み防止としてヘンケルジャパン（株）
製ロックタイト263を塗布してください。
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