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Advance with Ix
Industrial™

Overview

- Multi-purpose, compact I/0 connector for industrial machinery.
-|[EC Standard IEC 61076-3-124 compliant

-Compact, robust and supports high speeds

-High EMC resistance

Features

1. Smaller Size, Greater Design Freedom

The ix Industrial offers a size reduction of 75% compared to the RJ45. The right angle receptacle
provides an even greater height reduction. Furthermore, it allows for 10mm pitch parallel mounting.
The ix Industrial enables greater board design flexibility and is ideal for space reduction.

7 5% Volume Reduction

RJ45 . .
ix Industrial

Upright Right Horizontal Right
Angle Angle

Note: The field-assembly type and splashproof type are not available with a 10mm pitch.
Minimum pitch:

- Field-assembly type: 11.6mm

- Splashproof type: 15mm
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2. Breakage Prevention

The metal lock latches won't break, and the shell is through-hole mounted. The design reduces stress to
the SMT leads while preventing breakage from prying. The ix Industrial was designed with vibration and
impact resistance.

3. Supports a Wide Range of Transmission Speeds
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4. Ethernet and others

Use the Type A/C for Ethernet communications and the Type B for Non-Ethernet communications. The ix
Industrial enables a variety of connections.

Type A Type B
Ethernet Communication Non-Ethernet Communication

Type C
Ethernet Communication
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5. Superior Noise Resistance

The shell is crimped together and comes into direct contact with the receptacle's ground spring for
shielding. The ix Industrial can be used safely in any operating environment.

Noise

Crimped Together

Folded Area of with Other Shell
Braided Shield

6. Easy, but Provides a Reliable Connection

Locking is completed simply by inserting the plug into the receptacle. Simple operation that the lock can
be released easily by pushing on the buttons while pulling out.
Clear tactile click prevents incomplete mating.

Easy, but provides a
reliable connection
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7. THR (Through-Hole Mounting) Compatible

The receptacle shell is mounted in the through-holes for enhanced PCB mounting strength. THR mounting
enables simultaneous reflow mounting with the signal contact SMT, for reduced board mounting time.
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8. Field-assembly type is also available that can be used with
standard tools. *Field-Assembly Plug only

Enables secure IDC termination and clamping using standard tools (pliers wrench, pliers). Contributes to
the improvement of workability when the cable length is changed at on-site termination according to
specifications of the equipment.

IDC Process Clamping Process

Pliers

7

Pliers wrench

9 Splashproof Cover also Available

Provides IP54 protection in the mated condition, ensuring splashproof and dustproof performance.

Panel seal

Cable seal
Receptacle

PCB _

Equipment panel
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Product Specifications

Rated Current

All Pins 1.5A/pin

Operating Temperature (Note 1)

-40 to +85C

Pin No.1,2,6 and 7 3A/pin

Storage Temperature Range

-30 to +60C

Rated Voltage

50V AC / 60V DC

Item

Specification

Conditions

Contact Resistance

Signal: 30m Q Max. (Note 2)
Shield: 100m Q Max. (Note 2)

Measured at 100mA

Insulation Resistance

500M Q Min.

Measured at 500V DC

Withstanding Voltage

No flashover or breakdown

Voltage of 500V DC applied for 1 min.
(G2 and GF2 type between signal and Shield,
voltage of 2,250 V DC is applied for 1 minute)

Mating Durability

Signal: 80m Q Max. (Note 2)
Shield: 100m Q Max. (Note 2)

5,000 insertion/extraction cycles

Vibration Resistance

(Note 3)
No damage, crack or loosened parts

No electrical discontinuity of 1 u's or more.

10 to 500Hz, Half Amplitude 0.35mm,
Acceleration of 50m/s?.

Shock Resistance

(Note 3)

No damage, crack or loosened parts
Signal: 80m Q Max. (Note 2)

Shield: 100m Q Max. (Note 2)

No electrical discontinuity of 1 us or more.

300m/s? 11ms Duration, 3 Axis
in Both Directions, 3 Times Each

Fretting Corrosion Resistance

(Note 3)
No damage, crack or loosened parts

No electrical discontinuity of 1 us or more.

490m/s? 30 times/min, 1000 times

Note 1: Includes temperature rise due to current flow.
Note 2: Conductor resistance of the cable is not included.
Note 3: Electrical performance applicable to signal contact and Shield except Contact No. 3.8.

Materials / Finish

® Receptacle

Component Materials Color/Finish Remarks
Insulator Liquid Crystal Polymer, PA Rasin Gray UL94V-0
Contact Copper Alloy Partially Gold Plated -
Shielding Plate Stainless Steel - -
Shell Stainless Steel Tin Plated -
Suction Cap PA Resin Black UL94V-0

o Plug
Component Materials Color/Finish Remarks
Contact Copper Alloy Partially Gold Plated -
Insulator Polyamide Resin Black, Dark Gray UL94V-0
Shielding Plate Stainless Steel - -
Insulator Case Polyamide Resin Black UL94Vv-0
Guide Polycarbonate Resin Transparent, Transparent Yellow, Transparent Blue UL94V-0
Shield Case Stainless Steel Nickel Plated -
Shield Shell Stainless Steel Nickel Plated -
Cover Case Polycarbonate Resin Dark Gray UL94V-0
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Component Materials Color/Finish Remarks
Contact Copper Alloy Partially Gold Plated UL94Vv-0
Insulator Case Polyamide Resin Black UL94Vv-0
Retention Plate Polyamide Resin Black UL94Vv-0
Shielding Plate Stainless Steel - -
Shell Stainless Steel Nickel Plated -
Shield Case A Stainless Steel Nickel Plated -
Shield Case B Stainless Steel Nickel Plated -
Cover Case Polycarbonate Resin Dark Gray UL94V-0
®Plug for Field-Assembly
Component Materials Color/Finish Remarks
Contact Copper Alloy Partially Gold Plated -
Insulator Polyamide Resin Black, Dark Gray UL94V-0
Shielding Plate Stainless Steel - -
Insulator Case Polyamide Resin Black, Dark Gray UL94V-0
Guide Polycarbonate Resin Transparent, Transparent Yellow UL94V-0
Shield Case Stainless Steel Nickel Plated -
Shield Shell Stainless Steel Nickel Plated -
Cover Case A Polycarbonate Resin Black UL94V-0
Cover Case B1 Polycarbonate Resin Black UL94V-0
Cover Case B2 Polycarbonate Resin Black UL94V-0
Blister Pack Polyethylene Terephthalate Resin Transparent -
® Splashproof Cover

Component Materials Color/Finish Remarks

Cover Silicone Rubber Black UL94 HB
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Product Number Structure

Refer to the chart below when determining the product specifications from the product number.

Please select from the product numbers listed in this catalog when placing orders.

B Receptacle

IX61G # - A- 10 P (#4)
© 6 ©6 0 60 O

@ Series Name

IX Series

O Mating Key/
Application

A: Type A/Ethernet Communication
B: Type B/Non-Ethernet Communication
C: Type C/Ethernet Communication

@ Mounting/
Assembly Method

61G: Upright Right Angle SMT
60G: Horizontal Right Angle SMT
80G: Vertical SMT

@ Maximum Number
of Usable
Positions

10: 10pos.

@ contact Gender

P: Male Contact

9 Version

Blank: Ver.1
2: Ver.2

© Srecifications

Blank: Gold Plated
(01): Palladium-Nickel Plated+Gold Plated

Bl Plug

IX40G #-A-10S -CV (7.0) (##)

O 6 60 6 06 0 O (0] (10}
@ Series Name IX Series @® Maximum Number |10: 10pos.
of Usable 8 (Note): 8pos.
Positions
@ Mounting/ 40: Hand Solder (22 to 28 AWG, @ Contact Gender |S: Female Contact
Assembly Method |Insulator Outer Diameter ¢ 0.63 to 7.2mm) © Plug Cover CV: Straight

30: IDC (26 to 28 AWG,

Insulator Outer Diameter ¢ 0.95 to 1.05mm)
31: IDC (24 to 25 AWG,

Insulator Outer Diameter ¢ 1.1 to 1.25mm)
32: IDC (22 AWG,

Insulator Outer Diameter ¢ 1.4 to 1.6mm)
35: IDC (30 AWG,

Insulator Outer Diameter ¢ 0.54 to 0.72mm)

Cabling Direction

CVL1: Downward Cabling
CVL2: Upward Cabling

e Gigabit Ethernet |G
Support
e Version Blank: Ver.1
2: Ver.2

@ Applicable Cable
Diameter

(7.0): Sheath Outer Diameter ¢ 6.3 to 7.2mm

@ Mating Key/
Application

A: Type A/Ethernet Communication
B: Type B/Non-Ethernet Communication
C: Type C/Ethernet Communication

{ Srecifications

Blank: Gold Plated
(01): Palladium-Nickel Plated+Gold Plated
(06): Without Cover Case, Gold Plated

Note: Contacts No.3 and 8 do not have a hole to pass the wire through the IDC guide.
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B In-line Jack

IX40G-A-10P - JC (7.0) (#4)
© 00 0 606 06 0 O

@ Series Name

IX Series

@ Contact Gender

P: Male Contact

@ Mounting/
Assembly Method

40: Hand Solder

@ In-line Jack Cover
Cabling Direction

JC: Straight

9 Gigabit Ethernet |G
Support

9 Mating Key/ A: Type A/Ethernet Communication @ Applicable Cable |[(7.0): Sheath Outer Diameter ¢ 6.3 to 7.2mm
Application B: Type B/Non-Ethernet Communication Diameter

@ Maximum Number | 10: 10pos. g Specifications Blank: Gold Plated
of Usable (01): Palladium-Nickel Plated + Gold Plated
Positions

B Plug for Field-Assembly

IX 30GF 2
o o o

-A-10S -CV (##)

0O 66 0 0

@ Series Name

IX Series

Number
9 of Positions

10: 10pos.

@ Mounting/
Assembly Method

30GF: IDC Field-Assembly

(26 to 28 AWG,

Insulator Outer Diameter ¢ 0.95 to 1.05mm)
31GF: IDC Field-Assembly

(24 to 25 AWG,

Insulator Outer Diameter ¢ 1.1 to 1.25mm)

@ Contact Gender

S: Female Contact

o Plug Cover
Cabling Direction

CV: Straight

@® Version 2: Ver.2 @ Soecifications Blank: Gold Plated
o Mating Key/ A: Type A/Ethernet Communication
Application B: Type B/Non-Ethernet Communication

B Splashproof Cover
IXG SP - PLUG - HOOD

o 6 (3] (4]
@ Series Name IX Series @ Mating PLUG: Plug
Counterpart
@ Type SP: Splashproof 9 Product Type HOOD: Hood
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Connector Mating Combination Diagra

@ Receptacle
Upright Right Angle

L e
e T
yRSYTT '%r@‘ia.
L T R,
L s S .
s A 20 | \u \.ﬁ
E

i =) S
Sy

IX61G2-#-10P(##)

@®Plug
Straight

Horizontal Right Angle

PR s
o= ik,
W
\ e SRR RS
Bt o &
=
b g

IX60G#-#-10P(##)

IX30G-#-10S-CV(7.0)(##)
IX31G-#-10S-CV(7.0)(##)
IX32G-#-8S-CV(7.0)(##)

IX40G-#-10S—-CV(7.0)(##)

Right Angle, Downward Cabling

Vertical

IX80GH#-#-10P(##)

IX30G-#-10S-CVL1(7.0)(##)
IX31G-#-10S-CVL1(7.0)(##)
IX32G-#-8S-CVL1(7.0)(##)

IX40G—#-10S-CVL1(7.0)(##)

Right Angle, Upward Cabling

In—line Jack

IX40G-#-10P-JC(7.0)(##)

IX30G-#-10S-CVL2(7.0) (##)
IX31G-#-10S-CVL2(7.0) (##)
IX32G-#-8S-CVL2(7.0) (##)

IX40G—#-10S-CVL2(7.0) (##)

Field-Assembly

IX30GF2-#-10S-CV(##)
IX31GF2-#-10S-CV(##)

Note: Please use the same mating key (Type A, B) for both the plug and receptacle.
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Connector Mating Combination Diagram (Splashproof)

@ Receptacle

Upright Right Angle

G
RS

Lo
s
R ) PN
sral =
e s
e 2B
™ -
=

IX61G2-#-10P(##)

Horizontal Right Angle

IX60G#-#-10P(##)

OPlug
Straight @ Splashproof Cover
IX#GH#—#-#S-CV(7.0)(06) IXGSP-PLUG-HOOD

Vertical

IX80GH#-#-10P(##)

Note: The splashproof cover is sold separately
from the standard IX straight plug (without cover case).
Please purchase both for use.
The variations of the standard IX straight plug
without the cover case will be released over time.
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Receptacle

Upright Right Angle

Contact No.5 ContactNo.6

Type A Type B
Contact No.1 Contact No.10

Contact No.5 Contact No.6
(=2}
Contact Contact
No- Nol0 |
Il 04 o
58 | L o4 -
84

i
i

Mating Key Design

10x0.25

Part No.

HRS No.

Contact Area Plating

Purchase Unit

IX61G2-A-10P

CL0251-0087-0-00

Gold Plated 0.2 um

IX61G2-A-10P(01)

CL0251-0087-0-01

Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m

IX61G2-B-10P

CL0251-0088-0-00

Gold plated 0.2 um

IX61G2-B-10P(01)

CL0251-0088-0-01

Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m

IX61G2-C-10P

CL0251-0089-0-00

Gold Plated 0.2 um

IX61G2-C-10P(01)

CL0251-0089-0-01

Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m

400pcs
per reel
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Horizontal

Right Angle
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. yAE _.4.5\%'!-:3_- Mating Key Design
‘f:@‘_ s = 5%3‘5"“ Type A Type B
“"Qf:t;‘.-““(,\“f:: -JI f\x & *;‘5
I T
i
Contact Contact Contact Contact Contact Contact
No.6 No.10 6 No.i0  No.6 No.l  Nob
—
= F
Contact Contact T | =
No.5 i No.1 e~ 1
04 23| 15 | | [15 10x0.25
24 275 1165
0
10.4
. Purchase
Part No. HRS No. Contact Area Plating Unit

IX60G-A-10P CL0251-0016-0-00 Gold Plated 0.2 u m
IX60G-A-10P(01) CL0251-0016-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m 550pcs
IX60G-B-10P CL0251-0017-0-00 Gold Plated 0.2 um per reel
IX60G-B-10P(01) CL0251-0017-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
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Vertical
Mating Key Design
Type A Type B
l“rrfr"\'ﬁ‘—
&' & T 11
o= \_ e e 2
m““’tu, TR =
gt SR gg
4(Lead) oL cad)
Lead
(M 0.25 9 15 0.25(Lead)
Contact No.1 Contact No.5 0.4 3.5 Contact No.5 Contact No.1
© Q% 3XR0.5 *Tf 175
—i B e P e L AL
—| Contact ) > 1.2 = H T i
X No.10 07 95 %Confact No.6 R0.2 4_L1-2 Con'?antNoﬁ Contact o.10
- 10%0.25(Lead
3.075 0.25(Lead)
2(Lead
4(Lead)
Assembled Product Over view
Suction Cap
1.1
E 010 0n :w
t oo mT j
Suction Area
. Purchase
Part No. HRS No. Contact Area Plating Unit
IX80G-A-10P CL0251-0018-0-00 Gold Plated 0.2 um
IX80G-A-10P(01) CL0251-0018-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m 450pcs
IX80G-B-10P CL0251-0019-0-00 Gold Plated 0.2 um per reel
IX80G-B-10P(01) CL0251-0019-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m

Note : This product is delivered with a cap for Pick & Place mounting.
Please remove the cap before use.
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Straight

Contact No.10

Contact No.6

Contact No.1

Contact No.5

Mating Key Design

Type A Type B

229

Type C

Part No. HRS No. Contact Area Plating Pu[jr:fse

IX30G-A-10S-CV(7.0) CL0251-0020-0-00 | Gold Plated 0.2 um

IX30G-A-10S-CV(7.0)(01) CL0251-0020-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX30G-B-10S-CV(7.0) CL0251-0025-0-00 | Gold Plated 0.2 um 100pcs
IX30G-B-10S-CV(7.0)(01) CL0251-0025-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m per tray
IX30G-C-10S-CV(7.0) CL0251-0090-0-00 | Gold Plated 0.2 um

IX30G-C-10S-CV(7.0)(01) CL0251-0090-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX31G-A-10S-CV(7.0) CL0251-0023-0-00 | Gold Plated 0.2 um

IX31G-A-10S-CV(7.0)(01) CL0251-0023-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX31G-B-10S-CV(7.0) CL0251-0024-0-00 | Gold Plated 0.2 um 100pcs
IX31G-B-10S-CV(7.0)(01) CL0251-0024-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m per tray
IX31G-C-10S-CV(7.0) CL0251-0091-0-00 | Gold Plated 0.2 um

IX31G-C-10S-CV(7.0)(01) CL0251-0091-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX32G-A-8S-CV(7.0) (Note) CL0251-0042-0-00 | Gold Plated 0.2 u m

IX32G-A-8S-CV(7.0)(01) (Note) CL0251-0042-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX32G-B-8S-CV(7.0) (Note) CL0251-0043-0-00 | Gold Plated 0.2 u m 100pcs
IX32G-B-8S-CV(7.0)(01) (Note) CL0251-0043-0-01 | Palladium-Nickel Plated 0.75 u m 4+ Gold Plated 0.05 u m per tray
IX32G-C-8S-CV(7.0) (Note) CL0251-0092-0-00 | Gold Plated 0.2 u m

IX32G-C-8S-CV(7.0)(01) (Note) CL0251-0092-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX40G-A-10S-CV(7.0) CL0251-0022-0-00 | Gold Plated 0.2 um

IX40G-A-10S-CV(7.0)(01) CL0251-0022-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX40G-B-10S-CV(7.0) CL0251-0032-0-00 | Gold Plated 0.2 um 100pcs
IX40G-B-10S-CV(7.0)(01) CL0251-0032-0-01 | Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m per tray

IX40G-C-10S-CV(7.0)

CL0251-0093-0-00

Gold Plated 0.2 u m

IX40G-C-10S-CV(7.0)(01)

CL0251-0093-0-01

Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05u m

Note : Cable assembly for IX32G is possible up to 8 positions.
Contacts No. 3 and 8 do not have a hole to pass the wire though the IDC guide.


https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-C-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-C-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-C-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-C-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-C-8S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-C-8S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-C-10S-CV(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-C-10S-CV(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A

]‘Rs IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector

Straight (Without Cover Case)

6.6

19.5

Contact No.6

] I E%—E——
i
Contact No.1 Contact No.5

Part No. HRS No. Contact Area Plating Pu[f:ifse
IX30G2-A-10S-CV(7.0)(06) CL0251-0113-0-06 Gold Plated 0.2 4 m
IX35G2-A-10S-CV(7.0)(06) CL0251-0101-0-06 Gold Plated 0.2 u m 016(:(1?603
IX40G-B-10S-CV/(7.0)(06) CL0251-0032-0-06 Gold Plated 0.2 4 m

Jul.1.2026 Copyright 2026 HIROSE ELECTRIC CO., LTD. All Rights Reserved.


https://www.hirose.com/en/product/search/?q=IX30G2-A-10S-CV(7.0)(06)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX35G2-A-10S-CV(7.0)(06)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CV(7.0)(06)%3ArecommendedSeries-desc%3AterminationProduct%3A
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IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector ]le

Right Angle, Downward Cabling

R
N Contact No.10 Contact No.6
Contact No.1 Contact No.5
16.3
14.4 8.75
0
2 )
ﬂl 3
A ‘ ,
|
Mating Key Design
Type A Type B
@Dﬁﬂf‘ %@@
. Purchase
Part No. HRS No. Contact Area Plating Unit

IX30G-A-10S-CVL1(7.0) CL0251-0063-0-00 | Gold Plated 0.2 um

IX80G-A-10S-CVL1(7.0)(01) CL0251-0063-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 um 100pcs
IX30G-B-10S-CVL1(7.0) CL0251-0064-0-00 | Gold Plated 0.2 um per tray
IX80G-B-10S-CVL1(7.0)(01) CL0251-0064-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m
IX31G-A-10S-CVL1(7.0) CL0251-0067-0-00 Gold Plated 0.2 um

IX81G-A-10S-CVL1(7.0)(01) CL0251-0067-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m 100pcs
IX31G-B-10S-CVL1(7.0) CL0251-0068-0-00 | Gold Plated 0.2 um per tray
IX31G-B-10S-CVL1(7.0)(01) CL0251-0068-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m
IX32G-A-8S-CVL1(7.0)(Note) CL0251-0071-0-00 Gold Plated 0.2 u m

IX32G-A-8S-CVL1(7.0)(01)(Note) CL0251-0071-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m 100pcs
IX32G-B-8S-CVL1(7.0)(Note) CL0251-0072-0-00 | Gold Plated 0.2 um per tray
IX32G-B-8S-CVL1(7.0)(01)(Note) CL0251-0072-0-01 Palladium-Nickel Plated 0.75 1 m+ Gold Plated 0.05 u m
IX40G-A-10S-CVL1(7.0) CL0251-0075-0-00 | Gold Plated 0.2 um

IX40G-A-10S-CVL1(7.0)(01) CL0251-0075-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m 100pcs
IX40G-B-10S-CVL1(7.0) CL0251-0076-0-00 | Gold Plated 0.2 um per tray
IX40G-B-10S-CVL1(7.0)(01) CL0251-0076-0-01 Palladium-Nickel Plated 0.75 u m+ Gold Plated 0.05 u m

Note : Cable assembly for IX32G is possible up to 8 positions.
Contacts No. 3 and 8 do not have a hole to pass the wire though the IDC guide.


https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CVL1(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CVL1(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A

lle IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector
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Right Angle, Upward Cabling

Contact No.10

Contact No.1

Contact No.6

Pk

9.2

G

Contact No.5

5.7

24

L\
_ 0
13.5

Mating Key Design
Type A

= e

Type B

Part No. HRS No. Contact Area Plating Pu[fr:fse

IX30G-A-10S-CVL2(7.0) CL0251-0065-0-00 | Gold Plated 0.2 um

IX30G-A-10S-CVL2(7.0)(01) CL0251-0065-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m 100pcs
IX30G-B-10S-CVL2(7.0) CL0251-0066-0-00 | Gold Plated 0.2 um per tray
IX30G-B-10S-CVL2(7.0)(01) CL0251-0066-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX31G-A-10S-CVL2(7.0) CL0251-0069-0-00 | Gold Plated 0.2 um

IX31G-A-10S-CVL2(7.0)(01) CL0251-0069-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m 100pcs
IX31G-B-10S-CVL2(7.0) CL0251-0070-0-00 | Gold Plated 0.2 um per tray
IX31G-B-10S-CVL2(7.0)(01) CL0251-0070-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX32G-A-8S-CVL2(7.0)(Note) CL0251-0073-0-00 | Gold Plated 0.2 um

IX32G-A-8S-CVL2(7.0)(01)(Note) CL0251-0073-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 um 100pcs
IX32G-B-8S-CVL2(7.0)(Note) CL0251-0074-0-00 | Gold Plated 0.2 um per tray
IX32G-B-8S-CVL2(7.0)(01)(Note) CL0251-0074-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
IX40G-A-10S-CVL2(7.0) CL0251-0077-0-00 | Gold Plated 0.2 um

IX40G-A-10S-CVL2(7.0)(01) CL0251-0077-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m 100pcs
IX40G-B-10S-CVL2(7.0) CL0251-0078-0-00 | Gold Plated 0.2 um per tray
IX40G-B-10S-CVL2(7.0)(01) CL0251-0078-0-01 Palladium-Nickel Plated 0.75 um + Gold Plated 0.05 u m

Note : Cable assembly for IX32G is possible up to 8 positions.
Contacts No. 3 and 8 do not have a hole to pass the wire though the IDC guide.



https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-A-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30G-B-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-A-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31G-B-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-A-8S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX32G-B-8S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CVL2(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10S-CVL2(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
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IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector ]le

In-line Jack

Mating Key Design

Type A Type B

Contact
No.6 Contact No.10

[

ﬁg%tact Contact No.1
15.7
I [T
ﬂHﬂ@ﬁHﬂ
g §%O
H Uz
Part No. HRS No. Contact Area Plating Purchase Unit
IX40G-A-10P-JC(7.0) CL0251-0109-0-00 Gold Plated 0.2 um
IX40G-A-10P-JC(7.0)(01) CL0251-0109-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m
100pcs per tray
IX40G-B-10P-JC(7.0) CL0251-0111-0-00 Gold Plated 0.2 um
IX40G-B-10P-JC(7.0)(01) CL0251-0111-0-01 Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m



https://www.hirose.com/en/product/search/?q=IX40G-A-10P-JC(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-A-10P-JC(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10P-JC(7.0)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX40G-B-10P-JC(7.0)(01)%3ArecommendedSeries-desc%3AterminationProduct%3A

lle IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector
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Plug for Field-Assembly

Contact No.10

Mating Key Design
Type A Type B

Contact No.6

Part No.

HRS No.

Contact Area Plating Purchase Unit

IX30GF2-A-10S-CV

CL0251-0167-0-00

Gold Plated 0.2 um

IX30GF2-B-10S-CV

CL0251-0186-0-00

Gold Plated 0.2 um

IX31GF2-A-10S-CV

CL0251-0012-0-00

1 Pack
Gold Plated 0.2 um

IX31GF2-B-10S-CV

CL0251-0187-0-00

Gold Plated 0.2 um

Note: Field-Assembly type cannot be used with 10mm pitch. 11.6mm pitch or more is required.


https://www.hirose.com/en/product/search/?q=IX30GF2-A-10S-CV%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX30GF2-B-10S-CV%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31GF2-A-10S-CV%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=IX31GF2-B-10S-CV%3ArecommendedSeries-desc%3AterminationProduct%3A
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IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector ]'Rs

Splashproof Cover

f ~\
2y

Part No. HRS No. Purchase Unit

IXGSP-PLUG-HOOD CL0251-0176-0-00 100pcs per bag

Note: The splashproof cover is sold separately from the plug. Please purchase the standard IX straight plug (without cover case) along with the cover.


https://www.hirose.com/en/product/search/?q=IXGSP-PLUG-HOOD%3ArecommendedSeries-desc%3AterminationProduct%3A

ms IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector
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@ 1X61G2-#-10P
Reference Board Mounting Dimensions

Recommended Land Pattern Dimensions

Recommended Metal Mask Pattern

Note : Dimension tolerances not listed are #0.05.

Note : Dimension tolerances not listed are +0.02

(From Mounting Side)(t= 1. 6) 675 (t=0.15)
5.75
10x0.3(LAND)
Contact No.1 ﬁZTSCt 2 a 10x0.19
T ElR
g |
A 33
H [=2]
I T il
3 &
| i et ) ]
i : V] |16xR0.6 o
—_ | O9 & ~
SO 16xR0.3 2 “le
+ < XRL. . ~
I [Te] 4
~ @ ~
~ 4%xR05 || | T /
\ { Edge of
Edge of PGB
PCB 44
12" HoLE) 4x08 Y (Th) 7.0
4x1.4(LAND) 1.4
Mating Position 14.0
e 5.8 Pattern Prohibited Area
7.2
8.4
9.8 . . .
Note : Dimension tolerances not listed are +0.02.
Note : Dimension tolerances not listed are 0.05.
@ IX60G-#-10P
Reference Board Mounting Dimensions Recommended Metal Mask Pattern
(From Mounting Side) (t=1.6) (t=0.15)
7.15 715
6.15 6.15
o o1 10%0.19
4.15 10% 0.3 (LAND) 4.15 '
Contact No.1 315 3.15
Contact No.6 — f
Contact No.5
P T T 1] Contact No.10 <
< o
N 0
xsras o || pilblh I lﬂiﬂ | “ {1 il
Bl S bl | | ( @« <
16 X RO.6 < | @ ]
0 kil g i 3
B 16 X R0.3 2 2
;X b ¥« ¥
o (ﬂ = s ©
S| - (B
) L: C }
N | 1
= ~ o
/t ax10% & 2 N 80
- 42 4%16 (LAND) S | = ¢ pCB 9‘4
Edge of PCB 90 gl 8 Edge o :
. : ;‘ ‘)’(’ 15.0
10.4 ol 164
Mating Position 106 -
. Pattern Prohibited
12.0 Area
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IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector ]'Rs

@ 1X80G-#-10P
Reference Board Mounting Dimensions Recommended Metal Mask Pattern
(From Mounting Side) (t=1.6) (t=0.15)
4.0 11.0
2.0 4.0
0.25 ) 4.0
10X0.6(LAND) 2.0
Contact No.1 Contact No.5 | 0.25
Pattern Prohibited Area ‘ 2X1.4(LAND) ‘ ‘ . 10x0.5
\ /LI 2x08(TH) i ‘
_ I 8XR0.6(LAND) i ‘ ]
< o | g M%H 8XR0.3(TH) 5 } ﬁ g H }
¥ K| g @ \( < 2
i | (ﬂ } I o
g |9 | 3
< o ‘ & o [ 1]
< < A
S— il 24 L0000
> o
‘ 2 < H
Mounting Area l oLasHoe) ¢l 5 %
Contact No.10 ‘ Contact No.6 & 025
3.075+0.05 2.0
0.25 4.0
2.0
4.0
7.5
11.0
Note : Dimension tolerances not listed are +0.05. Note : Dimension tolerances not listed are +0.02.



ms IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector

Panel Mounting Dimensions Diagram

@ 1X61G2-#-10P

Mated Condition Reference Panel Cut—out Dimensions

Housing Panel IXHHGH-44S-CV(7.0) Note : Dimensions are for reference.

7 4xR1 7.0
IX61G2-#-10P
H,
ﬁ o
@ S
PCB Mounting Side
PCB vy
j\ | A H "
] J W7 3
@0 | || s
(9.75)
® IX60G-#-10P
Mated C°nd't'°nH e Panel Reference Panel Cut-out Dimensions
ousing Fane IX#H#G-#-##S-CV(7.0) Note : Dimensions are for reference.
IX60G—#-10P AR 110

PCB 0

N 1| NN
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I PCB Mounting Side =
\ _ v
)
(2.0) (0.55)
(8.9)
® IX80G-#-10P
Mated Condition IX##G—#—#S-CV(7.0) Reference Panel Cut—out Dimensions
Note : Dimensions are for reference.
\ 11
8xR0.3
6
exFi
—

% N ©
—~ © ~
[fp)
5 © § il Housing Panel ~— Je—

A @ﬂtﬁ 7
S
= IX80G-#-10P / \ PCB s
= /\ ©
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IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector }Rs

@ 1X40G-#-10P-JC
Mated Condition Reference Panel Cut—-out Dimensions
IX40G-#-10P-JC(7.0) Housing Panel IX##G-#-10S-CV(7.0) Note : Dimensions are for reference.
Z When Panel Thickness When Panel Thickness
is 1.5mm is 2.0mm
= = 11.1 11.1
o 8.9 8.9

i Awg“iuz N—
|

] o

2.4

14.1
14.1
4.8

20 J L 8.9 (23.45) ‘ R 1 %

2 %,

A chamfer of CO.1 is required in order to prevent scrappage to the
cover case during panel installation. Number of panel installation can
be used up to 10 times.

@ IXGSP-PLUG-HOOD
Mated Condition Reference Panel Cut—out Dimensions
) Note : Dimensions are for reference.
_Equipment Fanel
Equipment Panel IXGSP-PLUG-HOOD @

&
IX61G2-#-10P ] %,\' b

PCB

2
(145)

Rz3.2

651 |05 |




ms IX Series/IEC Standard Compliant Next-Generation Industrial Communication Connector

Cable Assembly Tools

Part No. HRS No. Applicable Connector Target Product
HT803/1XG-8/10S-63-72 CL0902-2218-0-00 IX##G-#-##S-CV(7.0)(#4#) Straight Plug
IX##G-#-##S-CVL1(7.0)(#4#) .
HT803/IXG-10S-CVL-70 CL0902-2223-0-00 IX##G-#-##S-OVL2(7.0)(£4) Right Angle
HT803/1X40G-10P-JC70 CL0902-2228-0-00 IX40G-#-10P-JC(7.0) (##) In-line Jack

Adapter for Cabling Certification Testing

This adapter requires the DSX CableAnalyzer™ from Fluke Networks for use.

Part No. HRS No.

DSX-CHA-5-1X-S CL0251-1001-0-00

(Note) DSX CableAnalyzer™ is a registered trademark of Fluke Networks.

Applicable Cables List

A list of applicable cables is available on the Hirose website.
(https://www. hirose.com/ product/ en/ pr/ix_industrial/ applicable_cable_list/)

Jul.1.2026 Copyright 2026 HIROSE ELECTRIC CO., LTD. All Rights Reserved.

While Taking into Consideration

Specifications mentioned in this catalog are reference values.

When considering to order or use this product, please review the Drawing and Product Specifications sheets.

Use an appropriate cable when using the connector in combination with cables.

If considering usage of a non-specified cable, please contact your sales representative.

If assembly process is done by jigs & tools which are not identified by Hirose, the warranty of the product may be
affected.

If considering usage for below mentioned applications, please contact your sales representative.

In cases where the application will demand a high level of reliability, such as automotive, medical instruments, public
infrastructure, aerospace/defense etc. Hirose must review before assurance of reliability can be given.

HIROSE

m HIROSE ELECTRIC CO-,LT _ ﬁ;?[—)(i,y/axa%va.\;‘viaro(;r:gggsuzuki—Ku,Yokohama—Shi 224-8540,JAPAN

% The contents of this catalog are current as of date of 6/2026. Contents are subject to change without notice for the purpose of improvements.
% The HRS logo and "HIROSE" are trademarks of HIROSE ELECTRIC CO., LTD.



https://www.hirose.com/en/product/search/?q=HT803/IXG-8/10S-63-72%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=HT803/IXG-10S-CVL-70%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=HT803/IX40G-10P-JC70%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/en/product/search/?q=DSX-CHA-5-IX-S%3ArecommendedSeries-desc%3AterminationProduct%3A

HIROSE
PRODUCT m ELECTRIC
CATALOG CO.,LTD.

IX Series
|IEC Standard Compliant

Next-Generation Industrial Communication Connector
Compact Waterproof Push-Pull Type
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Advance with Ix
Industrial

Overview

- Multi-purpose, compact I/0 connector for industrial machinery.
-Compliant with IEC 61076-3-124

-Compact, robust, high-speed, waterproof, and dustproof
-High EMC resistance

Features

1. IP65, IP67 Compliant

Compliant with IP65 and IP67 standards when mated, the connector offers excellent waterproof and
dustproof performance. An optional dust cap is also available to provide additional protection against
dust, dirt, and humidity, further enhancing reliability.

@Flange @Plug @Dust Cap for Flange @Dust Cap for Plug

The connection is released by pulling the hood, while the security clip prevents accidental disconnection
during operation. This design ensures a secure connection and high reliability.

Seal portion

Seal portion

2. Push-Pull Lock

Mated Unmated

Condition Condition
Locked Unlocked
Condition Condition
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3. Supports High-Density Mounting

The interlocking flange design allows for flexible, puzzle-like configurations, helping to reduce overall
system size and maximize the use of limited space.

[Unit: mm]

36.5

4. Compatible with All Receptacle Types

The IX Series is designed to support a wide range of receptacle types, enabling easier system integration.
This flexibility helps simplify product design and allows for greater customization.

Upright Right Angle Right Angle

Vertical
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Product Specifications

All Pins 1.5A/pin Operating Temperature (Note 1) -40 ~ +70C
Rated Current
Pin No.1,2,6 and 7 3A/pin Storage Temperature Range -60 ~ +85C
Rated Voltage 50V AC / 60V DC
Item Specification Conditions

Signal: 30m Q Max. (Note 2)

Shield: 100m Q Max. (Note 2) Measured at 100mA

Contact Resistance

Insulation Resistance 500M Q Min. Measured at 500V DC

Withstanding Voltage No insulation breakdown 500V DC for 1 min.

. - Signal: 80m Q Max. (Note 2) . . .
Mating Durability Shield: 100m Q Max. (Note 2) 750 insertion/extraction cycles

| jon f N Max.
Insertion and Withdrawal Force n§ert|on oree 50 ax Insertion/Extraction Speed: 50mm/min or less
Withdrawal force 50N Max.

Waterproof/Dustproof IP65/67

No electrical discontinuity of 1 u's or more. (Note 3)

490m/s? 30 times/min, 1000 times
No damage, crack or loosened parts

Vibration Resistance

Note 1: Includes temperature rise due to current flow.
Note 2: Conductor resistance of the cable is not included.
Note 3: Electrical performance applicable to signal contact and shield except contact No.3 and 8.
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Materials / Finish

O Plug
Component Materials Color/Finish
|d-palladi lati
Female Contact Copper Alloy G.o d pa. adium p| atlrlwg (contact part)
Tin plating (connection part)
Insulator Black
PA
Insulator Case Black
Shield Plate Stainless Steel -
. Tin Plating (Clamp)
Shell Stainless Steel Nickel Plating (Others)
Guide PC Transparent, Transparent orange
Push-Pull Cover PBT Black
Unlock Cover PBT Black
Clamp PA Black
Cap PA Black
O-ring NBR Black
Security Clip PA Gray
Clamp Part O-Ring NBR Black
®Flange
Component Materials Color/Finish
Flange PBT Black
Sealing TPE-V Gray
®Dust Cap for Plug
Component Materials Color/Finish
Dust Cap PBT Black
®Dust Cap for Flange
Component Materials Color/Finish
Dust Cap PBT Black
Strap PA Black
O-ring NBR Black
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Product Number Structure

Refer to the chart below when determining the product specifications from the product number.

Please select from the product numbers listed in this catalog when placing orders.

Bl Plug
IX 30G WP
o ©0 (3)

-A-10S-CV X (##)
) )

(5] 7]

®

@ Series Name

IX Series

@ Contact Gender

S: Female Contact

@ Assembly Method

30G: IDC (26 to 28 AWG, Insulation Outer
Diameter ¢ 1.2mm Max.)
32G: IDC (22 to 24 AWG, Insulation Outer
Diameter ¢ 1.6mm Max.)

0 Plug Cover
Cabling Direction

CV: Straight

Applicable Cabl )

® Type WP: Waterproof Push Pull Type (9) Di‘;[:r:g?ere @€ I x: sheath Outer Diameter ¢ 5.5 to 7.5mm

Mating Key/ A: Type A/Ethernet Communications Plating . .

: +

o Application B: Type B/Non-Ethernet Communication ® Specifications (01): Palladium Nickel Plated + Gold plated

Maxi N
9 ofat)jlsn:kj;arlg Sules 10: 10pos.

N : .

Positions 8(Note): 8pos
(Note)In the case of IX32G, mated portion has 10pos., but contact No.3 and 8 cannot be connected because there is no hole to pass the core wire in IDC section
guide.
B Flange

o O (3]
@ series Name IX Series @ Product Type FL: Flange
@ Type WP: Waterproof Push Pull Type
B Dust Cap
o O (3] (4
. . Mating FL: Flange
N IX

“ LS L Series 9 counterpart PLUG: Plug
@ Type WP: Waterproof Push Pull Type O Product Type DC: Dust Cap
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Connector Mating Combination Diagram

@ Receptacle
Upright Right Angle

IX61G2-#-10P(##)

Horizontal Right Angle ‘Flange .PIUg
= T ‘t"‘*.ﬁaﬁ’ ‘
g ST ,%;.\5
S
8
IX60G—#-10P(##) IX30GWP-#-10S-CVX(01)
IXGWP-FL IX32GWP-#-8S-CVX(01)
Vertical

IX80G—#-10P(##)
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Plug

Waterproof Push-Pull

i

Mating Key Design
Type A Type B

e

27.9

Y

q

174

20.1

16.2

48

Unit : mm

Part No.

HRS No.

Contact Area Plating

Purchase Unit

IXBOGWP-A-10S-CVX(01)

CL0251-0103-0-01

IXB0GWP-B-10S-CVX(01)

CL0251-0104-0-01

IX32GWP-A-8S-CVX(01)

CL0251-0105-0-01

IX32GWP-B-8S-CVX(01)

CL0251-0106-0-01

Palladium-Nickel Plated 0.75 u m + Gold Plated 0.05 u m

10pcs per box
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14.7
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Unit : mm
Part No. HRS No. Purchase Unit
IXGWP-FL CL0251-0100-0-00 10pcs per box
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Dust Cap for Plug

(T e
) n
40.5
f\ﬂ\—gﬂi
e | e B R o e N -
0]
H T
9.8 1 10.7
5 B 2
=]
Unit : mm
Part No. HRS No. Purchase Unit
IXGWP-PLUG-DC CL0251-0107-0-00 10pcs per bpx
Dust Cap for Flange
31
, 80 11 g
A — = M _
=== BSOS EIEI!!
——— =S8
130.2 5
Unit : mm
Part No. HRS No. P“[f:ifse
IXGWP-FL-DC CL0251-0108-0-00 10pcs per box
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Reference Panel Cutout Dimensions (Free)
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Panel Combination State Diagram

Combination with IX60G#

Equipment panel

__Panel Thickness 3 Max.

94

Combination with IX80G#

Equipment panel

Panel Thickness 3 Max.

9.5

 Panel Thickness 3 Max.

Combination with IX61G#

PCB

Equipment panel

(7.25)

10.25
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Mated Condition Diagram

Equipment Panel

IXGWP-FL

] IX3#GWP-#-#S-CVX(01)
IX61G#-#-10P(01) —5

O

\ I
PCB j
7} (42.2)
Cable Assembly Tools
Part No. HRS No.

HT604/IXGW-8/10S-73 CL0250-0300-0-00

Applicable Cables List

A list of applicable cables is available on the Hirose website.
(https://www. hirose.com/ product/ en/ pr/ix_industrial/ applicable_cable_list/)
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While taking into consideration

Specifications mentioned in this catalog are reference values.

When considering to order or use this product, please review the Drawing and Product Specifications sheets.

Use an appropriate cable when using the connector in combination with cables.

If considering usage of a non-specified cable, please contact your sales representative.

If assembly process is done by jigs & tools which are not identified by Hirose, the warranty of the product may be
affected.

If considering usage for below mentioned applications, please contact your sales representative.

In cases where the application will demand a high level of reliability, such as automotive, medical instruments, public
infrastructure, aerospace/defense etc. Hirose must review before assurance of reliability can be given.

HIROSE

m HIROSE ELECTRIC CO-,LT _ ﬁ;?[—)(i,y/axa%va.\;‘viaro(;r:gggsuzuki—Ku.Yokohama—Shi 224-8540,JAPAN

% The contents of this catalog are current as of date of 6/2025. Contents are subject to change without notice for the purpose of improvements.
% The HRS logo and "HIROSE" are trademarks of HIROSE ELECTRIC CO., LTD.
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