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[6 > CONDITION OF SAFETY STANDARDCUL, C-UL. TUV STANDARD)

[6 >
TABLE 1. UL, C-UL CONDITION

CONDITION 1 [ CONDITION 2
CURRENT VOLTAGECAC/DC) 600V
CURRENT RATING 100A 150A
CABLE 14 70 225qCKT) | 38 T0 505¢CKD
CREEPAGE DISTANCECX?) MIN:3. 2nn
CLEARANCE DISTANCECX%2) MIN:3. 2nn

[6>
TABLE 2. TUV CONDITION

CONDITION 1| CONDITION m | CONDITION m
CURRENT VOLTAGECAC/DC) 800V 600V 1000v
T00ACCABLE 14 T0 225¢ X1

125ACCABLE 38sq 1D

150ACCABLE 50sq 1)

OVER VOLTAGE CATEGORY i \ I

POLLUTION DEGREE 3

CREEPAGE DISTANCECX%2) | MIN:12. 6mm MIN:12. 6nn MIN:16mn
CLEARANCE DISTANCECX2) | MIN:bnm MIN:6mm MIN:8mm
INSULATION SYSTEM BASIC INSULATIONCPANEL HAS THE EARTH)

CURRENT RATING

X1 : A SCREWS AND CRIMP TERMINAL ATTACHED WITH POWER CONTA
DISTANCE AND THE CLEARANCE DISTANCE, PLEASE USE
IN CASE YOU USE CABLES OTHER THAN FOLLOWING R

MPACT ON THE CREEPAGE
SCREWS AND CRIMP TERMINALS.
ED SCREWS AND CONTACTS,

0F UL, C-UL, TOV.

%2 : THE COVERAGE OF THE CREEPAGE DISTANCE AND THE CLEARANCE DISTANCE IS AS FOLLOWS.
-BETWEEN PLUS POWER SUPPLY CONTACT AND MINUS POWER SUPPLY CONTACT
-BETWEEN PLUS CRIMP TERMINAL AND MINUS CRIMP TERMINAL
-BETWEEN POWER CONTACT AND PANEL
-BETWEEN CRIMP TERMINAL AND PANEL
-BETWEEN SCREWS CATTACEHD WITH POWER CONTACT) AND PANEL

PLEASE BE CAREFUL THAT THE CREEPAGE DISTANCE AND THE CLEARANCE DISTANCE MEET THE STANDARD

NOTE 1. THE MATING PARTNER OF THIS PRODUCT IS PS3C-B-1USCCL236-1063-2-00).

[2>PLEASE USE MG SCREW AND NUT FOR MOUNTING REF NO.® AND THE CRIMP TERMINAL.
THE RECOMMENDED SCREW AND CRIMP TERMINAL IS AS FOLLOWS.

<SETD
-RECOMMENDED SCREW : JIS B 1188 SPRING WASHER + CROSS RECESSED PAN HEAD SCREW WITH CAPTIVE
POLISHED CIRCULAR WASHER M6 X 12
-RECOMMENDED NUT = JIS B 1181 M6 STYLE 1

<SET®

-RECOMMENDED HEXAG %SCREW + JIS B 1180 HEXAGON HEAD SCREW M6 X 14
-RECOMMENDEDN$ HA CK INDUSTORY CQ..LTD. HLN-R M6
P

<RECO @ TERMINAL>
b@qu JIS C 2805 R14-6
Q LE 225q = JIS C 2805 R22-6
@e CABLE 38sq = MANUFACTURED BY NICHIFU C0..LTD R38-69

CABLE 50sq : MANUFACTURED BY NICHIFU CO..LTD R60-6S

[3>>SINCE THE POWER CONTACTS ARE SILVER PLATED, THEY MAY REACT WITH SULFIDE IN THE
ATOMOSPHER TO CHANGE THE COLOUR TO BLACKISH BROWN.

/N4 >THE SALES UNIT IS ONE PIECE AND ONE BOX IS 60 PIECES.
PLEASE YOUR ORDER IN UNIT OF 60 PIECES.
PLEASE REFER ETAP-E3129.

5. THIS PRODUCT IS RECOMMENDED THE COVER " PS3C-1UP-CVL(236-1066-0-00)"
THAT COVERS THE POWER SUPPLY TERMINAL FOR THE SAFETY.
IF THE COVER IS NOT BE USED, PLEASE PREPARE THE SHRINK TUBE OR
[6 >LIKE COVERING THE POWER SUPPLY TERMINAL.

THIS ITEM IS PLANNING TO BE APPROVED BY SASFETY STANDARDCUL, C-UL, TUV STANDARD)
UNDER THE CONDITION OF TABLE 1 AND TABLE 2

SAFETY STANDARD IS DEFERRENT UP TO THE APPLIED RATED VOLTAGE AND CURRENT
PLEASE SEE THE TABLE 1 AND TABLE 2.

. THE POWER CONTACT OF THIES PRODUCT IS NOT APPLICABLE FOR HOT-SWAP.
IT CAN NOT BE USED TO INTERRUPT THE POWER.

/N 8 >PLEASE MAKE SURE THE LOCK PORTION AND MATING COMPLETELY WITH PS3C-B-1US.

SRAN TG EDC3-128555-00
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