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HRES HRS No. B A B C D E F (##) : (51)|(##) : (53)
BM28B0.6-6DP/2-0.35V(##) CLOB73-5047-0-## 6 2.97 0.70 1.56 1.36 3.85 3.17
BM28B0.6-10DP/2-0.35V(##) CLO673-5043-0-## 10 3.67 1.40 2.26 2.06 4.55 3.87
BM28B0.6-16DP/2-0.35V(##) CLO673-5066-0-## 16 4.72 2.45 3.31 3.11 5.60 4.92
BM28B0.6-18DP/2-0.35V/(##) CLO673-5093-0-## 18 5.07 2.80 3.66 3.46 5.95 5.27
BM28B0.6-20DP/2-0.35V(##) CLO673-5039-0-## 20 5.42 3.15 4.01 3.81 6.30 5.62
BM28B0.6-24DP/2-0.35V(##) CLO673-5024-0-## 24 6.12 3.85 4.71 4.51 7.00 6.32
BM28B0.6-30DP/2-0.35V(##) CLO673-5020-0-## 30 717 4.90 5.76 5.56 8.05 7.37 Ty—y 1y—n
BM28B0.6-34DP/2-0.35V(##) CLO673-5064-0-## 34 7.87 5.60 6.46 6.26 8.75 8.07 20,0001@ | 1,000 1@
BM28B0.6-36DP/2-0.35V(##) CLO673-5026-0-## 36 8.22 5.95 6.81 6.61 9.10 8.42 B2 B
BM28B0.6-40DP/2-0.35V(##) CLO673-5018-0-## 40 8.92 6.65 7.51 7.31 9.80 9.12
BM28B0.6-44DP/2-0.35V(##) CLO673-5049-0-## 44 9.62 7.35 8.21 8.01 10.50 9.82
BM28B0.6-46DP/2-0.35V(##) CLOB73-5097-0-## 46 9.97 7.70 8.56 8.36 10.85 | 10.17
BM28B0.6-50DP/2-0.35V(##) CL0480-0397-0-## 50 10.67 8.40 9.26 9.06 11.55 | 10.87
BM28B0.6-58DP/2-0.35V(##) CL0480-0378-0-## 58 12.07 9.80 10.66 | 10.46 | 1295 | 12.27
BM28B0.6-60DP/2-0.35V(##) CLOB73-5037-0-## 60 12.42 | 10.15 | 11.01 10.81 13.30 | 12.62
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RmES HRS No. B B G H (##)  (51) (##) : (53)
BM28B0.6-6DS/2-0.35V(##) CLO673-5048-0-## 6 0.70 3.65 2.1
BM28B0.6-10DS/2-0.35V(##) CLO673-5044-0-## 10 1.40 4.35 2.81
BM28B0.6-16DS/2-0.35V(##) CLO673-5067-0-#4# 16 2.45 5.40 3.86
BM28B0.6-18DS/2-0.35V(##) CLO673-5092-0-## 18 2.80 575 4.21
BM28B0.6-20DS/2-0.35V(##) CLO673-5040-0-## 20 3.15 6.10 4.56
BM28B0.6-24DS/2-0.35V(##) CLO673-5025-0-## 24 3.85 6.80 5.26
BM28B0.6-30DS/2-0.35V(##) CLO673-5021-0-## 30 4.90 7.85 6.31 Ty— 1y—n
BM28B0.6-34DS/2-0.35V (##) CLO673-5065-0-## 34 5.60 8.55 7.01 20,000 1@ 1,000 1@
BM28B0.6-36DS/2-0.35V(##) CLO673-5027-0-## 36 5.95 8.90 7.36 e e
BM28B0.6-40DS/2-0.35V (##) CLO673-5019-0-## 40 6.65 9.60 8.06
BM28B0.6-44DS/2-0.35V (##) CLO673-5050-0-## 44 7.35 10.30 8.76
BM28B0.6-46DS/2-0.35V (##) CLO673-5098-0-## 46 7.70 10.65 9.11
BM28B0.6-50DS/2-0.35V(##) CL0480-0396-0-## 50 8.40 11.35 9.81
BM28B0.6-58DS/2-0.35V(#4#) CL0480-0377-0-## 58 9.80 12.75 11.21
BM28B0.6-60DS/2-0.35V(##) CLO673-5038-0-## 60 10.15 13.10 11.56
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B4 mm
NEES 1B L M N Q
BM28B0.6-6DP/2-0.35V(##) 6 55 12 13.5 17.5
BM28B0.6-10DP/2-0.35V(##) 10 55 12 13.5 17.5
BM28B0.6-16DP/2-0.35V(##) 16 7.5 16 17.5 21.5
BM28B0.6-18DP/2-0.35V(##) 18 7.5 16 17.5 21.5
BM28B0.6-20DP/2-0.35V(##) 20 7.5 16 17.5 21.5
BM28B0.6-24DP/2-0.35V(##) 24 7.5 16 17.5 21.5
BM28B0.6-30DP/2-0.35V (##) 30 7.5 16 17.5 21.5
BM28B0.6-34DP/2-0.35V (##) 34 11.5 24 254 29.4
BM28B0.6-36DP/2-0.35V(##) 36 11.5 24 25.4 29.4
BM28B0.6-40DP/2-0.35V(##) 40 11.5 24 25.4 29.4
BM28B0.6-44DP/2-0.35V(##) 44 11.5 24 25.4 29.4
BM28B0.6-46DP/2-0.35V(##) 46 11.5 24 25.4 29.4
BM28B0.6-50DP/2-0.35V (##) 50 11.5 24 25.4 29.4
BM28B0.6-58DP/2-0.35V(##) 58 11.5 24 25.4 29.4
BM28B0.6-60DP/2-0.35V(##) 60 11.5 24 25.4 29.4
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B4 mm
HMES 1B T U Y w
BM28B0.6-6DS/2-0.35V (##) 6 5.5 12 13.5 17.5
BM28B0.6-10DS/2-0.35V(##) 10 7.5 16 17.5 21.5
BM28B0.6-16DS/2-0.35V(##) 16 7.5 16 17.5 21.5
BM28B0.6-18DS/2-0.35V(##) 18 7.5 16 17.5 21.5
BM28B0.6-20DS/2-0.35V(##) 20 7.5 16 17.5 21.5
BM28B0.6-24DS/2-0.35V(##) 24 7.5 16 17.5 21.5
BM28B0.6-30DS/2-0.35V(##) 30 11.5 24 25.4 29.4
BM28B0.6-34DS/2-0.35V(##) 34 11.5 24 25.4 29.4
BM28B0.6-36DS/2-0.35V(##) 36 11.5 24 25.4 29.4
BM28B0.6-40DS/2-0.35V(##) 40 11.5 24 25.4 29.4
BM28B0.6-44DS/2-0.35V(##) 44 11.5 24 25.4 29.4
BM28B0.6-46DS/2-0.35V (##) 46 11.5 24 254 294
BM28B0.6-50DS/2-0.35V (##) 50 11.5 24 254 29.4
BM28B0.6-58DS/2-0.35V(##) 58 11.5 24 25.4 29.4
BM28B0.6-60DS/2-0.35V(##) 60 11.5 24 25.4 29.4
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