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DF40T/DF40GT Series/0.4mm E'vF. {7 3.38mm. 125CH#. EMANv/MHE HRHER / Zifn FPc x5 HRG

B4 mm

NEES HRS No. 1B A B C A BAL
DF40TC-10DP-0.4V(51) CL0684-4269-0-51 10 3.52 1.60 1.00
DF40TC-20DP-0.4V(51) CL0684-4262-0-51 20 5.52 3.60 1.00
DF40TC-24DP-0.4V(51) CL0684-4308-0-51 24 6.32 4.40 1.20
DF40TC-30DP-0.4V(51) CL0684-4263-0-51 30 7.52 5.60 1.50
DF40TC-34DP-0.4V(51) CL0684-4255-0-51 34 8.32 6.40 2.30 1y—n
DF40TC-40DP-0.4V(51) CL0684-4264-0-51 40 9.52 7.60 3.20 5,000 1@
DF40TC-50DP-0.4V(51) CL0684-4268-0-51 50 11.52 9.60 3.20 B
DF40TC-60DP-0.4V(51) CL0684-4281-0-51 60 13.52 11.60 3.20
DF40TC-80DP-0.4V(51) CL0684-4289-0-51 80 17.52 15.60 3.20
DF40TC-100DP-0.4V(51) CL0684-4291-0-51 100 21.52 19.60 3.20
DF40TC-120DP-0.4V(88) CL0684-4295-0-88 120 25.52 23.60 3.20
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https://www.hirose.com/ja/product/search/?q=DF40TC-10DP-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/ja/product/search/?q=DF40TC-20DP-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/ja/product/search/?q=DF40TC-24DP-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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HmES HRS No. 1w A B C D AL
DF40TC(3.0)-10DP-0.4V(51) CL0684-0033-0-51 10 4.60 3.52 1.60 1.00 11—
2,000 1@
DF40TC(3.0)-50DP-0.4V(51) CL0684-0078-0-51 50 12.60 11.50 9.60 3.20 #x
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https://www.hirose.com/ja/product/search/?q=DF40TC(3.0)-10DP-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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DF40T/DF40GT Series/0.4mm E'vF. {7 3.38mm. 125CH#. EMANv/MHE HRHER / Zifn FPc x5 HRG

{7 o mm

REES HRS No. 1B A B C BEA BT
DF40TB-10DS-0.4V(51) CL0684-4273-0-51 10 4.6 1.6 1.0
DF40TC-20DS-0.4V(51) ETE 20 6.6 3.6 1.0
DF40TC-30DS-0.4V(51) CL0684-4261-0-51 30 8.6 5.6 1.5
DF40TC-34DS-0.4V(51) CL0684-4240-0-51 34 9.4 6.4 23 Ty—n
DF40TC-40DS-0.4V(51) CL0684-4272-0-51 40 10.6 7.6 3.2 5,000 1@
DF40TC-50DS-0.4V(51) CL0684-4249-0-51 50 12.6 9.6 3.2 B
DF40TC-60DS-0.4V(51) CL0684-4270-0-51 60 14.6 11.6 3.2
DF40TC-100DS-0.4V(51) CL0684-4292-0-51 100 22.6 19.6 3.2
DF40TC-120DS-0.4V(88) CL0684-4296-0-88 120 26.6 23.6 3.2
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https://www.hirose.com/ja/product/search/?q=DF40TB-10DS-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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B4 D mm
NEES HRS No. L5k A B C BB A B
DF40TC(2.0)-20DS-0.4V(51) CL0684-4241-0-51 20 6.6 3.6 1.0
DF40TC(2.0)-24DS-0.4V(51) CL0684-4243-0-51 24 7.4 4.4 1.2 1Ty—
DF40TC(2.0)-30DS-0.4V(51) CL0684-4265-0-51 30 8.6 5.6 1.5 4,000 1@
DF40TC(2.0)-40DS-0.4V(51) FHE 40 10.6 7.6 3.2 B
DF40TC(2.0)-80DS-0.4V(51) CL0684-4310-0-51 80 18.6 15.6 3.2
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CEX2) RAXVABHEITVEEA,

Jan.1.2026 Copyright 2026 HIROSE ELECTRIC CO., LTD. All Rights Reserved.


https://www.hirose.com/ja/product/search/?q=DF40TC(2.0)-20DS-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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https://www.hirose.com/ja/product/search/?q=DF40TC(2.0)-30DS-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
https://www.hirose.com/ja/product/search/?q=DF40TC(2.0)-40DS-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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B D mm
HNRES HRS No. LETE5 A B C A BT
DF40TC(2.5)-20DS-0.4V(51) CL0684-4280-0-51 20 6.6 3.6 1.0
DF40TC(2.5)-30DS-0.4V(51) CL0684-4266-0-51 30 8.6 5.6 1.5 1=
DF40TC(2.5)-40DS-0.4V(51) FtEH 40 10.6 7.6 3.2 3'(;)50;@
DF40TC(2.5)-50DS-0.4V(51) CL0684-4279-0-51 50 12.6 9.6 3.2
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https://www.hirose.com/ja/product/search/?q=DF40TC(2.5)-50DS-0.4V(51)%3ArecommendedSeries-desc%3AterminationProduct%3A
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HWRES HRS No. A B (o] D B8 A B
DF40TC-10DP-0.4V(51) CL0684-4269-0-51 12 55 17.5 13.5
DF40TC-20DP-0.4V(51) CL0684-4262-0-51 16 7.5 21.5 17.5
DF40TC-24DP-0.4V(51) CL0684-4308-0-51 16 7.5 21.5 17.5
DF40TC-30DP-0.4V(51) CL0684-4263-0-51 16 7.5 21.5 17.5
DF40TC-34DP-0.4V(51) CL0684-4255-0-51 24 11.5 29.5 25.5 1y—n
DF40TC-40DP-0.4V(51) CL0684-4264-0-51 24 11.5 29.5 25.5 5,000 1@
DF40TC-50DP-0.4V(51) CL0684-4268-0-51 24 11.5 29.5 25.5 B
DF40TC-60DP-0.4V(51) CL0684-4281-0-51 24 11.5 29.5 25.5
DF40TC-80DP-0.4V(51) CL0684-4289-0-51 32 14.2 37.4 33.4
DF40TC-100DP-0.4V(51) CL0684-4291-0-51 44 20.2 49.5 455
DF40TC-120DP-0.4V(88) CL0684-4295-0-88 44 20.2 49.5 455
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BT mm
WRES HRS No. A B c D G A BT
DF40TB-10DS-0.4V/(51) CL0684-4273-0-51 16 7.5 21.5 175 1.65
DF40TC-20DS-0.4V/(51) SHES 16 7.5 21.5 175 1.65
DF40TC-30DS-0.4V/(51) CL0684-4261-0-51 24 115 29.5 25.5 1.65
DF40TC-34DS-0.4V(51) CL0684-4240-0-51 24 115 29.5 25.5 1.65 o
DF40TC-40DS-0.4V/(51) CL0684-4272-0-51 24 115 29.5 25.5 1.65 5,000 1@
DF40TC-50DS-0.4V(51) CL0684-4249-0-51 24 115 29.5 25.5 1.65 B
DF40TC-60DS-0.4V(51) CL0684-4270-0-51 24 115 29.5 25.5 1.65
DF40TC-100DS-0.4V(51) CL0684-4292-0-51 44 20.2 495 455 1.65
DF40TC-120DS-0.4V(88) CL0684-4296-0-88 44 20.2 495 455 1.65
GE) 10~ 60 BORYREHBEGERVET .
Q@AZXYF>IJINAK 2.0mm
BT mm
WRES HRS No. A B c D G A BT
DF40TC(2.0)-20DS-0.4V(51) CL0684-4241-0-51 16 7.5 21.5 175 2.2
DF40TC(2.0)-24DS-0.4V/(51) CL0684-4243-0-51 16 7.5 21.5 17.5 2.2 CU—
DF40TC(2.0)-30DS-0.4V(51) CL0684-4265-0-51 24 115 29.5 25.5 2.2 4,000 1@
DF40TC(2.0)-40DS-0.4V/(51) SHEH 24 115 29.5 25.5 2.2 B
DF40TC(2.0)-80DS-0.4V(51) CL0684-4310-0-51 32 14.2 37.4 33.4 2.2
Q@ARYF>ITINAKN 2.5mm
BT D mm
HAES HRS No. A B (0] D G AL
DF40TC(2.5)-20DS-0.4V/(51) CL0684-4280-0-51 16 7.5 21.5 175 2.72
DF40TC(2.5)-30DS-0.4V(51) CL0684-4266-0-51 24 11.5 29.5 25.5 2.72 T—=
DF40TC(2.5)-40DS-0.4V/(51) SHEH 24 115 29.5 25.5 2.72 3'3;; f
DF40TC(2.5)-50DS-0.4V/(51) CL0684-4279-0-51 24 115 29.5 25.5 2.72
@AZYF>IJINAK 3.0mm
BT D mm
WRES HRS No. A B c D G A BT
DF40TC(3.0)-20DS-0.4V/(51) CL0684-4275-0-51 16 7.5 21.5 17.5 3.15 o
DF40TC(3.0)-30DS-0.4V/(51) CL0684-4242-0-51 24 115 29.5 25.5 3.15 3,000 1@
DF40TC(3.0)-40DS-0.4V/(51) CL0684-4276-0-51 24 115 29.5 25.5 3.15 B
Q@AZRYEVT/NAK 3.5mm 4 mm
WOES HRS No. A B c D G A BT
DF40TB(3.5)-10DS-0.4V/(51) CL0684-4311-0-51 16 7.5 21.5 17.4 3.72
DF40TC(3.5)-20DS-0.4V/(51) CL0684-4253-0-51 16 7.5 21.5 175 3.72 o
DF40TC(3.5)-30DS-0.4V/(51) CL0684-4237-0-51 24 115 29.5 255 3.72 2,000 {&
DF40TC(3.5)-40DS-0.4V/(51) CL0684-4254-0-51 24 115 29.5 255 3.72 B
DF40TC(3.5)-60DS-0.4V/(51) CL0684-4247-0-51 24 115 29.4 25.4 3.72
Q@ARYF>IJINAK 4.0mm -
WRES HRS No. A B c D G A BT
DF40TC(4.0)-20DS-0.4V/(51) CL0684-4258-0-51 16 7.5 21.5 17.5 4.22
DF40TC(4.0)-30DS-0.4V/(51) CL0684-4256-0-51 24 115 29.5 25.5 4.22 TU—
DF40TC(4.0)-40DS-0.4V/(51) CL0684-4259-0-51 24 115 29.5 25.5 422 28;2 fa
DF40TC(4.0)-50DS-0.4V/(51) CL0684-4297-0-51 24 115 29.5 25.5 422
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